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8.	 Networking and combination with other Bürkert products
8.1.	 Combination of general purpose holder with G 2" connection for installation on S020 Bürkert fitting

Example:

   

    

Type 8200 Type 8203  
pH- and ORP-probes

and with or without Pt1000

Type 8221  
Conductivity probe for hygienic 

applications

Type S020  
Insertion fitting for analysis meas-

urements

Complete pH/ORP/conductivity sensor

 

Type 8619  
multiCELL - transmitter/controller

8.2.	 Combination with S020 fittings

DN15 DN321.)

T-Fitting

Welding socket

Fusion spigot

Analytical measurement using 
probe holder G 2" connection for S020
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DN50 DN65 DN200DN100

 2.)

1.) �Except fittings with external threads acc. to SMS 1145, weld ends acc. to SMS 3008, BS 4825‑1/ASME BPE/DIN 11866 series C or DIN 11850 series 2/DIN 11866 

series A/DIN EN 10357 series A, Clamp acc. to SMS 3017, BS 4825‑3/ASME BPE, DIN 32676 series A for 8020, 8025, 8026

2.) �Only use plastic fitting in analytical version with true union connection with nut and solvent/fusion socket acc. to DIN 8063 (PVC), to DIN 16962 (PP) or to ISO 10931 (PVDF), 

other materials on request.

See data sheet Type S020   for more information.
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8.3.	 Combination of general purpose with G 1", solvent connection or hygienic holders 

Example:

       

   
   

Type 8200 Type 8203  
pH- and ORP-probes 

and with or without Pt1000

Type 8221  
Conductivity probe for hygienic 

applications

     

Complete pH/ORP/conductivity sensor

 

Type 8619  
multiCELL - 

transmitter/controller

8.4.	 Combination of the measurement chamber

Example:

 

Type 8200 Type 8232  
Chlorine probe

Complete chlorine 
sensor

Type 8619  
multiCELL - 

transmitter/controller

https://products.burkert.com/?medium=datasheet&type=8200
https://products.burkert.com/?medium=datasheet&type=8203
https://products.burkert.com/?medium=datasheet&type=8221
https://products.burkert.com/?medium=datasheet&type=8619
https://products.burkert.com/?medium=datasheet&type=8232
https://products.burkert.com/?medium=datasheet&type=8232
https://products.burkert.com/?medium=datasheet&type=8232
https://products.burkert.com/?medium=datasheet&type=8619
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9.	 Ordering information
9.1.	 Bürkert eShop – Easy ordering and quick delivery

Bürkert eShop – Easy ordering and fast delivery

You want to find your desired Bürkert product or spare part quickly and order directly? 
Our online shop is available for you 24/7. Sign up and enjoy all the benefits.

Order online now

9.2.	 Bürkert product filter

Bürkert product filter – Get quickly to the right product

You want to select products comfortably based on your technical requirements?
Use the Bürkert product filter and find suitable articles for your application quickly and 
easily.

Try out our product filter

9.3.	 Ordering chart

General purpose or hygienic holders for pH/ORP/conductivity measurement for tank or pipe installation

Note:
Depending on the type of measurement to be performed, different components must be ordered in order to select a complete pH, 
ORP or conductivity meter for tank or pipe installation. The following information is required:

•	 For pH/ORP measurement

–– Article no. of the desired probe holder Type 8200

–– Article no. of the selected pH or ORP probe Type 8203 (see data sheet Type 8203  )

–– Article no. of the Pt1000 temperature probe/liquid earth rod if needed (see chapter “9.4. Ordering chart accessories” on 
page 24)

–– Article no. of the selected Insertion fitting Type S020 (DN15…DN200, see data sheet Type S020  ) only if probe holder 
has a G 2" connection or of the selected socket (see chapter “9.4. Ordering chart accessories” on page 24) only if the 
probes holder has a G 1¼" connection with O-ring position of 28 or 46 mm.

•	 For conductivity measurement

–– Article no. of the desired probe holder Type 8200

–– Article no. of the selected conductivity probe Type 8221 (see data sheet Type 8221  )

–– Article no. of the selected Insertion fitting Type S020 (DN15…DN200, see data sheet Type S020  ) only if probe holder 
has a G 2" connection or of the selected socket (see chapter “9.4. Ordering chart accessories” on page 24) only if the 
probes holder has a G 1¼" connection with O-ring position of 28 or 46 mm.

https://products.burkert.com/?medium=datasheet&type=8200
https://www.burkert.com/ds-shop
https://country.burkert.com?url=ds-productfilter
https://products.burkert.com/?medium=datasheet&type=8203
https://products.burkert.com/?medium=datasheet&type=S020
https://products.burkert.com/?medium=datasheet&type=8221
https://products.burkert.com/?medium=datasheet&type=S020
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Description Version Material Boring for Pt1000 
temperature probe/
liquid earth rod

Protection rods/tube Article no.

General purpose holder
G 2" connection for 
installation on Bürkert 
fitting S020

Standard PVC No Yes 429224 
Yes Yes 429228 

Stainless steel 
316L/1.4404

No Yes 429227 
Yes Yes 429231 

G 1" connection Short PVC No No 429220 
Yes No 429221 

Stick connection Short PVC No No 564236 
Yes No 563475 

Hygienic purpose holder
G 1¼" connection High = 28 Stainless steel 

316L/1.4435
No Yes 562431 

High = 46 Stainless steel 
316L/1.4435

No Yes 562432 

1½" clamp connec-
tion - (Ø 50.5 mm)

Short immersion 
depth

Stainless steel 
316L/1.4435

No Yes 558885 

Long immersion 
depth

Stainless steel 
316L/1.4404

Yes Yes 429235 

2" clamp connection 
(Ø 64 mm - ISO2852)

Standard Stainless steel 
316L/1.4404

No No 567197 

Standard Stainless steel 
316L/1.4404

Yes No 567198 

For DN50 thread (acc. 
to SMS1145) process 
connection

Standard Stainless steel 
316L/1.4404

Yes No 566501 

Standard Stainless steel 
316L/1.4404

No No 566502 

2" (DN50/40) con-
nection adapted for 
GEA Tuchenhagen 
VARINLINE process 
connections

15° Stainless steel 
316L/1.4435

No Yes 562433 

Hygienic direct weld-
ing connection

Standard Stainless steel 
316L/1.4435

No No 561728 

https://products.burkert.com/?medium=datasheet&type=8200
https://products.burkert.com/?medium=datasheet&type=8200&id=429224
https://products.burkert.com/?medium=datasheet&type=8200&id=429228
https://products.burkert.com/?medium=datasheet&type=8200&id=429227
https://products.burkert.com/?medium=datasheet&type=8200&id=429231
https://products.burkert.com/?medium=datasheet&type=8200&id=429220
https://products.burkert.com/?medium=datasheet&type=8200&id=429221
https://products.burkert.com/?medium=datasheet&type=8200&id=564236
https://products.burkert.com/?medium=datasheet&type=8200&id=563475
https://products.burkert.com/?medium=datasheet&type=8200&id=562431
https://products.burkert.com/?medium=datasheet&type=8200&id=562432
https://products.burkert.com/?medium=datasheet&type=8200&id=558885
https://products.burkert.com/?medium=datasheet&type=8200&id=429235
https://products.burkert.com/?medium=datasheet&type=8200&id=567197
https://products.burkert.com/?medium=datasheet&type=8200&id=567198
https://products.burkert.com/?medium=datasheet&type=8200&id=566501
https://products.burkert.com/?medium=datasheet&type=8200&id=566502
https://products.burkert.com/?medium=datasheet&type=8200&id=562433
https://products.burkert.com/?medium=datasheet&type=8200&id=561728
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Immersion fitting for pH/ORP measurement for tank installation

Note:
A complete pH/ORP sensor for tank installation consists of an immersion fitting, a pH/ORP probe Type 8203 and a seal.
Different components must be ordered in order to select a complete device. The following information is required:

•	 Article no. of all elements that make up the immersion fitting, namely the extension kit, the fixing kit, the submersion kit and the 
probe holder with Pt1000 temperature probe/liquid earth rod 

•	 Article no. of 120 mm pH/ORP probe Type 8203 (see data sheet Type 8203  )

•	 Article no. of the seal set if EPDM desired (see chapter “9.4. Ordering chart accessories” on page 24)

Immersion fitting Element Description Article no.
Extension kit 562573 

Fixing kit (flange DN65 with stainless steel screws) 413615 

Submersion Kit in PP, L = 0.5 m 419567 

Submersion Kit in PP, L = 1.0 m 419568 

Submersion Kit in PP, L = 1.5 m 419569 

Submersion Kit in PP, L = 2.0 m 419570 

Probe holder in PVDF with Pt1000 temperature probe/liquid earth rod 
in stainless steel

418889 

Probe holder in PVDF with Pt1000 temperature probe/liquid earth rod 
in titanium

418890 

Measurement chamber for chlorine measurement

Note:
A complete conductivity sensor consists of a probe holder Type 8200 and a conductivity probe.

Different components must be ordered in order to select a complete device. The following information is required:
•	 Article no. of the analytical measurement chamber Type 8200 

•	 Article no. of the selected chlorine sensor Type 8232 (see data sheet Type 8232  )

•	 Article no. of the flow switch for continuous monitoring of the flow (optional, see chapter “9.4. Ordering chart accessories” on 
page 24)

Description Article no.
Analytical measurement chamber 569221 

https://products.burkert.com/?medium=datasheet&type=8200
https://products.burkert.com/?medium=datasheet&type=8203
https://products.burkert.com/?medium=datasheet&type=8200&id=562573
https://products.burkert.com/?medium=datasheet&type=8200&id=413615
https://products.burkert.com/?medium=datasheet&type=8200&id=419567
https://products.burkert.com/?medium=datasheet&type=8200&id=419568
https://products.burkert.com/?medium=datasheet&type=8200&id=419569
https://products.burkert.com/?medium=datasheet&type=8200&id=419570
https://products.burkert.com/?medium=datasheet&type=8200&id=418889
https://products.burkert.com/?medium=datasheet&type=8200&id=418890
https://products.burkert.com/?medium=datasheet&type=8232
https://products.burkert.com/?medium=datasheet&type=8200&id=569221
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9.4.	 Ordering chart accessories

Description Article no.
Pt1000 temperature probe/liquid earth rod in stainless steel 1.4571 427023 
Pt1000 temperature probe/liquid earth rod in titanium 560317 
Set with FKM seal for the general purpose holder G 2" connection 429264 
Set with 1 green FKM + 1 black EPDM seal for the general purpose holder G 2" connection 552111 
Weld-in socket 15°, L = 30 for holder G 1¼" 747772 
Weld-in socket 15°, L = 46 for holder G 1¼" 737260 
Adapter for hygienic direct welding connection and conductivity probe 563477 
Flow switch for analytical measurement chamber, PNP, 2 m cable (optional) 772858 

https://products.burkert.com/?medium=datasheet&type=8200
https://products.burkert.com/?medium=datasheet&type=8200&id=427023
https://products.burkert.com/?medium=datasheet&type=8200&id=560317
https://products.burkert.com/?medium=datasheet&type=8200&id=429264
https://products.burkert.com/?medium=datasheet&type=8200&id=552111
https://products.burkert.com/?medium=datasheet&type=8200&id=747772
https://products.burkert.com/?medium=datasheet&type=8200&id=737260
https://products.burkert.com/?medium=datasheet&type=8200&id=563477
https://products.burkert.com/?medium=datasheet&type=8200&id=772858
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