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Connections, continued

With fieldbus communication AS-Interface

with Multipol connection1) with Multipol connection

(M12-plug acc. to IEC 61076 - 2- 101, 4 pin) at cable 
8 cm

(M12-plug acc. to IEC 61076 - 2- 101, 4 pin) with mounted ASI-
flat cable clip at cable 80 cm

ASI-flat cable clip with M12 
stainless steel socket

Screws

M 12 Plug outlet

Connection left: Connection right: Connection left: Connection right:

AS-Interface external initiator AS-Interface external initiator
1) on request
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Fieldbus connector  
Power supply over 
Fieldbus

Fieldbus connector  
with external power supply

Pin Configuration  
(Power supply over Fieldbus)

Configuration  
(external power supply)

Wire colour

1 AS-Interface - ASI + AS-Interface - ASI + brown 

2 not configurated GND white

3 AS-Interface - ASI - AS-Interface - ASI - blue

4 not configurated 24 V + black

Power supply dof valves over Fieldbus External power supply of valves

Jumper JumperJumper Jumper
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Connections, continued

With fieldbus communication DeviceNet

View of plug from the front onto the pins

Pin 2: V+

Pin 4: CAN_H Pin 3: V-

Pin 5: CAN_L

Pin 1: Drain

Pin Signal Wire colour

1 Drain shielding

2 V+ red

3 V black

4 CAN_H white

5 CAN_L blue

Connection left: Connection right:

DeviceNet external initiator

Pneumatic connection

Exhaust air connection 

(3/R) 

(Silencer has to be 

mounted)

Solenoid valve 3 

(2/A3)

Solenoid valve 2 

(2/A2)

Solenoid valve 1 

(2/A1)

Supply- 

pressure connection 

(1/P)Supply connection

(2/A 1 - 3)



8681 
Control head

p. 9/12

Magnetic manual override

Activation / De-Activation solenoid valve 1 (process valve maintenance)

Magnetic manual override

Indication for magnetic manual 
override
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Magnetic manual override 196490 

Ordering chart control head Type 8681 (other versions on request)
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Without 12… 28 V DC Cable glands without 0 3 int. + 1 ext. 196410 
without 1 3 int. + 1 ext. 196411 
without 2 3 int. + 1 ext. 196412 
without 3 3 int. + 1 ext. 196413 

with 1 3 int. + 1 ext. 196415 
12… 28 V DC M12, 12 pin, cable 8 cm without 0 3 int. + 1 ext. 196420 

without 1 3 int. + 1 ext. 196421 
without 2 3 int. + 1 ext. 196422 
without 3 3 int. + 1 ext. 196423 

with 1 3 int. + 1 ext. 196425 
120 V AC Cable glands without 0 3 int. + 1 ext. 196470 

without 1 3 int. + 1 ext. 196471 
without 2 3 int. + 1 ext. 196472 
without 3 3 int. + 1 ext. 196473 

with 1 3 int. + 1 ext. 196475 
AS-Interface (62 slaves) 29.5… 31.6 V DC Version with ASI

flat cable clip and
cable 80 cm

without 0 3 int. + 1 ext. 196430 
without 1 3 int. + 1 ext. 196431 
without 2 3 int. + 1 ext. 196432 
without 3 3 int. + 1 ext. 196433 

with 1 3 int. + 1 ext. 196435 
DeviceNet via Bus M12, 5 pin, cable 80 cm without 0 3 int. + 1 ext. 196450 

without 1 3 int. + 1 ext. 196451 
without 2 3 int. + 1 ext. 196452 
without 3 3 int. + 1 ext. 196453 

with 1 3 int. + 1 ext. 196455 

Further versions on requesti
 

Additional 
AS-Interface: connection M12 4 pin cable 8 cm  
AS-Interface (31 slaves)

https://products.burkert.com/?medium=datasheet&type=8681&id=196490
https://products.burkert.com/?medium=datasheet&type=8681&id=196410
https://products.burkert.com/?medium=datasheet&type=8681&id=196411
https://products.burkert.com/?medium=datasheet&type=8681&id=196412
https://products.burkert.com/?medium=datasheet&type=8681&id=196413
https://products.burkert.com/?medium=datasheet&type=8681&id=196415
https://products.burkert.com/?medium=datasheet&type=8681&id=196420
https://products.burkert.com/?medium=datasheet&type=8681&id=196421
https://products.burkert.com/?medium=datasheet&type=8681&id=196422
https://products.burkert.com/?medium=datasheet&type=8681&id=196423
https://products.burkert.com/?medium=datasheet&type=8681&id=196425
https://products.burkert.com/?medium=datasheet&type=8681&id=196470
https://products.burkert.com/?medium=datasheet&type=8681&id=196471
https://products.burkert.com/?medium=datasheet&type=8681&id=196472
https://products.burkert.com/?medium=datasheet&type=8681&id=196473
https://products.burkert.com/?medium=datasheet&type=8681&id=196475
https://products.burkert.com/?medium=datasheet&type=8681&id=196430
https://products.burkert.com/?medium=datasheet&type=8681&id=196431
https://products.burkert.com/?medium=datasheet&type=8681&id=196432
https://products.burkert.com/?medium=datasheet&type=8681&id=196433
https://products.burkert.com/?medium=datasheet&type=8681&id=196435
https://products.burkert.com/?medium=datasheet&type=8681&id=196450
https://products.burkert.com/?medium=datasheet&type=8681&id=196451
https://products.burkert.com/?medium=datasheet&type=8681&id=196452
https://products.burkert.com/?medium=datasheet&type=8681&id=196453
https://products.burkert.com/?medium=datasheet&type=8681&id=196455
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Ordering chart for accessories
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Silencer PE G ¼ (spare part) 780780 
Blind plug PP G ⅛ (spare part) 770901 
Rotary push-in fitting, brass nickel-plated G ¼ for Ø tube 8/6 780084 
Rotary push-in fitting, brass nickel-plated G ⅛ for Ø tube 6/4 780082 
Universal Adaptor with O-ring 196495 
Position sensor target, stainless steel 1.4021 196494 
Magnetic tool for manual override 196490 
Cable 8 cm with M12-plug, 12 pin for 24 V DC (spare part) 217574 
Cable 80 cm with M12-plug, 4 pin for ASi (spare part) 217572 
Cable 8 cm with M12-plug, 4 pin for ASi (spare part) 217573 
ASI flat cable clip with M12 female stainless steel plug 799646 
Cable 80 cm with M12-plug, 5 pin for DeviceNet (spare part) 218187 
USB Adaptor Kit PC communication 227093 
Set with 20 lead seals, to avoid tool-free opening of the cover (spare part) 257100 

Dimensions [mm]

80

19
5

49.3

77

17

114.1

106.7

https://products.burkert.com/?medium=datasheet&type=8681&id=780780
https://products.burkert.com/?medium=datasheet&type=8681&id=770901
https://products.burkert.com/?medium=datasheet&type=8681&id=780084
https://products.burkert.com/?medium=datasheet&type=8681&id=780082
https://products.burkert.com/?medium=datasheet&type=8681&id=196495
https://products.burkert.com/?medium=datasheet&type=8681&id=196494
https://products.burkert.com/?medium=datasheet&type=8681&id=196490
https://products.burkert.com/?medium=datasheet&type=8681&id=217574
https://products.burkert.com/?medium=datasheet&type=8681&id=217572
https://products.burkert.com/?medium=datasheet&type=8681&id=217573
https://products.burkert.com/?medium=datasheet&type=8681&id=799646
https://products.burkert.com/?medium=datasheet&type=8681&id=218187
https://products.burkert.com/?medium=datasheet&type=8681&id=227093
https://products.burkert.com/?medium=datasheet&type=8681&id=257100
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Dimensions [mm], continued

Feedback version (without pilot valves)
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M16x1,5 (2x)

G1/8 (3x)
G1/4 (2x)

43,55±0,1

42,5±0,1
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11

,4
±

0,
1

Cover protection: 

- lead seal max. Ø 2

Version: 1 to 3 valves
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KlicTo find your nearest Bürkert office, click on the orange box 	 www.burkert.com

In case of special application conditions,
please consult for advice.

Subject to alteration.
© Christian Bürkert GmbH & Co. KG 1806/5_EU-en_00895154

Dimensions [mm], continued

Measuring range of piston rod and target
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Accesssories dimensions [mm]

Universal Stainless steel flange with o-ring Target for Type 8681 (1.4021)

30

M 36x1.5

1
3

.8

50

O-Ring

O-Ring

M 1 : 1
A A

ø 29

20

M 10

Manufacturing a customized flange adaptor requires de-
tailed drawing to ensure the control head functions and 
seals proper.
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Universal Stainless steel flangewith O-ring 196495 
Target for Type 8681 made of 1.4021 196494 

https://products.burkert.com/?medium=datasheet&type=8681&id=196495
https://products.burkert.com/?medium=datasheet&type=8681&id=196494

