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10. Networking and combination with other Biirkert products

Example:

Type S030

v

Transmitter

Type SE30 P Type SE30Ex »  Type SE32 p Type SE35 Type SE35 Type SE36 » Type 8611 )

Flow transmitter Flow transmitter ~Flow transmitter ~Flow transmitter ~Batch controller ELEMENT trans- eCONTROL
for Inline for hazardous for Inline for Inline for Inline mitter for Inline - Universal
sensor-fitting areas sensor-fitting sensor-fitting sensor-fitting sensor-fitting controllers
v v v A\ 4 A\ 4 A\ 4 A\ 4

Flowmeter/Threshold detector/ Batch controller/Universal controller

Type SE30 Ex » Type 8032 p Type 8036 > Type 8611 >

Type 8030 » Inline flowmeter Inline flowme- Type 8035 » -Il-lr:ri’:est?:tih’ Inline flowmeter, eCONTROL -

Inline flowmeter for hazardous ter/threshold Inline flowmeter ELEMENT Inline Universal
controller .
areas detector design controllers
v v
PNP/NPN output or current modulation according to NAMUR")
Type 8611 »
Type 8619 » Type 8025 p e
multiCELL - transmitter/controller Flow transmitter CCORMROL - Liilee st fallisr

DTS 1000011766 EN Version: AH Status: RL (released | freigegeben | validé) printed: 17.12.2021

panel, wall or rail-mounting version
1.) Only for SE30Ex: depending on the category, to be used with an intrinsic safety barrier with NAMUR input
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11. Ordering information
11.1. Biirkert eShop - Easy ordering and quick delivery

Biirkert eShop - Easy ordering and fast delivery

You want to find your desired Biirkert product or spare part quickly and order directly?
Our online shop is available for you 24/7. Sign up and enjoy all the benefits.

Order online now

11.2. Recommendation regarding product selection
A complete device to measure the flow rate is made up of a compact Inline sensor-fitting (S030) with paddle wheel and a transmitter
(SE30, SE30 Ex, SE32, SE35, SE36 or 8611).

Two different components must be ordered in order to select a complete device. The following information is required:

¢ Article no. of the desired flow transmitter (see Data sheet Type 8030 P, Data sheet Type 8032 », Data sheet Type 8035 », Data
sheet Type 8036 » or Data sheet Type 8611 D)

* Article no. of the selected S030 Inline sensor-fitting (see chapter “11.4. Ordering chart” on page 17)

11.3. Biirkert product filter

Biirkert product filter — Get quickly to the right product

You want to select products comfortably based on your technical requirements?
Use the Blrkert product filter and find suitable articles for your application quickly and
easily.

Try out our product filter

DTS 1000011766 EN Version: AH Status: RL (released | freigegeben | validé) printed: 17.12.2021
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11.4. Ordering chart

Metal sensor-fitting

Standard Article no.
DN 06- DN O06'- DNO08"- DN 15 DN 20 DN 25 DN 32 DN 40 DN 50 DN 65
%II 1/le 1/2II
Brass - with PVDF paddle wheel - Fluid temperature max. 100 °C, PN 16
FKM seal
Internal thread connection
G - = = 423980 ¥ 423981 & 423982 = 423983 ¥ 423984 & 423985 & =
NPT - = = 423986 ¥ 423987 = 423988 = 423989 ¥ 423990 ® 423991 & =
Rc - = = 423992 ¥ 423993 & 423994 = 423995 ¥ 423996 © 423997 & =
External thread connection
G 552557 ¥ 552527 & 444023 ¥ 423998 ¥ 423999 ¥ 424000 ¥ 424001 & - - =
NPT - = 449182 & = = = = = = =
Rc = = 448668 & = = = = = = =
\ Stainless steel - with PVDF paddle wheel - Fluid temperature max. 100 °C, PN 16
'FKM seal
b Internal thread connection
8 G - = = 424004 = 424005 = 424006 ¥ 424007 = 424008 & 424009 = =
ﬁ_ NPT = = = 424010 & 424011 '@ 424012 & 424013 & 424014 & 424015 & =
"; Rc - = = 424016 & 424017 = 424018 & 424019 424020 & 424021 & =
B External thread connection
‘Cé}_ G 552733 & 552559 & 444029 & 424022 © 424023 & 424024 & 424025 = - - =
& NPT - = 449050 & = = = = = = =
= Rc - = 448669 & = = = = = = =
g Weld end connection
S EN ISO 1127/ - - 552845 ¥ 424028 & 424029 = 424030 ¥ 424031 ¥ 424032 & 424033 & -
8 ISO 4200/ 3)
? DIN 11866 series B
(o] .
© Clamp connection
% DIN 32676 series B - = = 424034 ¥ 424035 ® 424036 = 424037 ¥ 424038 & 424039 & -
> 4)
(7]
® Flange connection
g EN 1092-1/B1/ - - - 424040 & 424041 ¥ 424042 = 424043 ¥ 424044 & 424045 & =
7 PN 16
s ANSI B16-5 = = = 424046 & 424047 = 424048 = 424049 ¥ 424050 & 424051 & =
® JIS 10K - - = 430108 & 430109 ¥ 430110 ¥ 430111 & 430112 & 430113 & =
2 EPDM seal
< External thread connection
§ SMS 1145 - = = = = 443306 = = 443307 & 443308 & =
(2] .
55 Weld end connection
; SMS 3008 = = = = = 443298 & = 443299 & 443300 & 443374 =
w &)
8 BS 4825-1/ - - = - 443369 ¥ 443370 = 443371 ¥ 443372 © 443373 '® 443374 &
~ ASME BPE/ 5)
S DIN 11866 series C
o .
S DIN 11850 series 2/ - - 551788 & 551789 ¥ 551790 & 551791 & - 551792 & 551793 & -
-~ DIN 11866 series A/
,‘Q DIN EN 10357
[a] series A
Clamp connection
SMS 3017 - - - - - 443302 & - 443303 ¥ 443304 & 443399 &
6)
SMS 3017%) - - - - - 443387'® - 443388 'w 443389 'w 443720 ®
6.)
BS 4825-3/ - - = = 443395 ¥ 443396 = - 443397 ¥ 443398 & 443399 &
ASME BPE 5)
BS 4825-3/ = = = = 443400 & 443717 = - 443718 ¥ 443719 '® 443720 &
ASME BPE?)
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Standard Article no.
DN 06- DN 06'- DN O08"- DN 15 DN 20 DN 25 DN 32 DN 40 DN 50 DN 65
%II yzll 1/2II
DIN 32676 series A - = 551794 & 551795 & 551796 & 551797 & = 551798 & 551799 & -
4) 4)
Stainless steel - with PVDF paddle wheel - Fluid temperature max. 100 °C, PN 40
FKM seal
Internal thread connection
G = = = 427138 ® 425737 © 425729 © 427152 & 427153 & 427154 = =

1.) External thread

2.) Internal surface finish Ra =0.8 pm

3.) EPDM seal

4.) Refer to Clamp with D dimensions of 34 mm (see chapter “Clamp connection” on page 8)
5.) DN 20 only available in ASME BPE

6.) Please refer to ASME BPE

Further versions on request

Process connection
External thread connection: Metric in mm

Plastic sensor-fitting

Standard Article no.

DN 06- DN O06'- DN O08"- DN 15 DN 20 DN 25 DN 32 DN 40 DN 50 DN 65

Ya" " "

PVC - with PVDF paddle wheel - Fluid temperature max. 50 °C, PN 10
FKM seal
True union connection with nut and solvent socket
DIN 8063 = = 444022 = 423938 & 423939 ¥ 423940 & 423941 & 423942 & 423943 & =
ASTM D 1785/76 = = = 423950 ¥ 423951 & 423952 ¥ 423953 ¥ 423954 & 423955 & -
JISK = = = 429072 & 429073 ® 429074 = 429075 = 429076 & 429077 = -
Solvent spigot connection
DIN 8063 = == 423944°%m 423945 '® 423046 & 423047 & 423948 ® 423949® -
External thread connection
G . - |552560°® 444025 - | - | - | - | - - -

True union connection with nut and without socket

- - = —  430734'® 430735 % 430736 ® 430737 ® 430738 ® 430739 ® -
EPDM seal

True union connection with nut and without socket

- = = = 430740 '® 430741 '® 430742 ® 430743 ® 430744 ® 430745® -
PP - with PVDF paddle wheel - Fluid temperature max. 80 °C, PN 10

FKM seal

True union connection with nut and fusion socket

DIN 16962 = = = 423956'® 423957 W 423958 ¥ 423959 & 423960 ® 423961 ® -
Fusion spigot connection

DIN 16962 - = | = 423962 ® 423963 & 423964 = 423965 ¥ 423966 ® 423967 ® -
PVDF - with PVDF paddle wheel - Fluid temperature max. 100 °C, PN 10

FKM seal

True union connection with nut and fusion socket

ISO 10931 . — = - 423968® 423969 ® 423070 ® 423971\ 423972 & 423973® -
Fusion spigot connection

ISO 10931 = = = 423074'® 423975'® 423976 ® 423977 = 423078 '® 423979® -
External thread connection

IS0 10931 - - 444028® - - = = ===

DTS 1000011766 EN Version: AH Status: RL (released | freigegeben | validé) printed: 17.12.2021

1.) External thread

Visit product website » 18|21


https://products.burkert.com/?medium=datasheet&type=S030
https://products.burkert.com/?medium=datasheet&type=S030&id=551794
https://products.burkert.com/?medium=datasheet&type=S030&id=551795
https://products.burkert.com/?medium=datasheet&type=S030&id=551796
https://products.burkert.com/?medium=datasheet&type=S030&id=551797
https://products.burkert.com/?medium=datasheet&type=S030&id=551798
https://products.burkert.com/?medium=datasheet&type=S030&id=551799
https://products.burkert.com/?medium=datasheet&type=S030&id=427138
https://products.burkert.com/?medium=datasheet&type=S030&id=425737
https://products.burkert.com/?medium=datasheet&type=S030&id=425729
https://products.burkert.com/?medium=datasheet&type=S030&id=427152
https://products.burkert.com/?medium=datasheet&type=S030&id=427153
https://products.burkert.com/?medium=datasheet&type=S030&id=427154
https://products.burkert.com/?medium=datasheet&type=S030&id=444022
https://products.burkert.com/?medium=datasheet&type=S030&id=423938
https://products.burkert.com/?medium=datasheet&type=S030&id=423939
https://products.burkert.com/?medium=datasheet&type=S030&id=423940
https://products.burkert.com/?medium=datasheet&type=S030&id=423941
https://products.burkert.com/?medium=datasheet&type=S030&id=423942
https://products.burkert.com/?medium=datasheet&type=S030&id=423943
https://products.burkert.com/?medium=datasheet&type=S030&id=423950
https://products.burkert.com/?medium=datasheet&type=S030&id=423951
https://products.burkert.com/?medium=datasheet&type=S030&id=423952
https://products.burkert.com/?medium=datasheet&type=S030&id=423953
https://products.burkert.com/?medium=datasheet&type=S030&id=423954
https://products.burkert.com/?medium=datasheet&type=S030&id=423955
https://products.burkert.com/?medium=datasheet&type=S030&id=429072
https://products.burkert.com/?medium=datasheet&type=S030&id=429073
https://products.burkert.com/?medium=datasheet&type=S030&id=429074
https://products.burkert.com/?medium=datasheet&type=S030&id=429075
https://products.burkert.com/?medium=datasheet&type=S030&id=429076
https://products.burkert.com/?medium=datasheet&type=S030&id=429077
https://products.burkert.com/?medium=datasheet&type=S030&id=423944
https://products.burkert.com/?medium=datasheet&type=S030&id=423945
https://products.burkert.com/?medium=datasheet&type=S030&id=423946
https://products.burkert.com/?medium=datasheet&type=S030&id=423947
https://products.burkert.com/?medium=datasheet&type=S030&id=423948
https://products.burkert.com/?medium=datasheet&type=S030&id=423949
https://products.burkert.com/?medium=datasheet&type=S030&id=552560
https://products.burkert.com/?medium=datasheet&type=S030&id=444025
https://products.burkert.com/?medium=datasheet&type=S030&id=430734
https://products.burkert.com/?medium=datasheet&type=S030&id=430735
https://products.burkert.com/?medium=datasheet&type=S030&id=430736
https://products.burkert.com/?medium=datasheet&type=S030&id=430737
https://products.burkert.com/?medium=datasheet&type=S030&id=430738
https://products.burkert.com/?medium=datasheet&type=S030&id=430739
https://products.burkert.com/?medium=datasheet&type=S030&id=430740
https://products.burkert.com/?medium=datasheet&type=S030&id=430741
https://products.burkert.com/?medium=datasheet&type=S030&id=430742
https://products.burkert.com/?medium=datasheet&type=S030&id=430743
https://products.burkert.com/?medium=datasheet&type=S030&id=430744
https://products.burkert.com/?medium=datasheet&type=S030&id=430745
https://products.burkert.com/?medium=datasheet&type=S030&id=423956
https://products.burkert.com/?medium=datasheet&type=S030&id=423957
https://products.burkert.com/?medium=datasheet&type=S030&id=423958
https://products.burkert.com/?medium=datasheet&type=S030&id=423959
https://products.burkert.com/?medium=datasheet&type=S030&id=423960
https://products.burkert.com/?medium=datasheet&type=S030&id=423961
https://products.burkert.com/?medium=datasheet&type=S030&id=423962
https://products.burkert.com/?medium=datasheet&type=S030&id=423963
https://products.burkert.com/?medium=datasheet&type=S030&id=423964
https://products.burkert.com/?medium=datasheet&type=S030&id=423965
https://products.burkert.com/?medium=datasheet&type=S030&id=423966
https://products.burkert.com/?medium=datasheet&type=S030&id=423967
https://products.burkert.com/?medium=datasheet&type=S030&id=423968
https://products.burkert.com/?medium=datasheet&type=S030&id=423969
https://products.burkert.com/?medium=datasheet&type=S030&id=423970
https://products.burkert.com/?medium=datasheet&type=S030&id=423971
https://products.burkert.com/?medium=datasheet&type=S030&id=423972
https://products.burkert.com/?medium=datasheet&type=S030&id=423973
https://products.burkert.com/?medium=datasheet&type=S030&id=423974
https://products.burkert.com/?medium=datasheet&type=S030&id=423975
https://products.burkert.com/?medium=datasheet&type=S030&id=423976
https://products.burkert.com/?medium=datasheet&type=S030&id=423977
https://products.burkert.com/?medium=datasheet&type=S030&id=423978
https://products.burkert.com/?medium=datasheet&type=S030&id=423979
https://products.burkert.com/?medium=datasheet&type=S030&id=444028

Type S030 m——

burkert

Stainless steel sensor-fitting (S030-HT version)

Note:
Only to be mounted with transmitter SE30 in version High Temperature (SE30-HT). This combination results in the flowmeter version
High Temperature (8030-HT). See Data sheet Type 8030 P

Standard Article no.

DN 06" DN 08" DN 15 DN 20 DN 25 DN 32 DN 40 DN 50

=" -

With stainless steel paddle wheel - Fluid temperature max. 125 °C, PN 25 (max. 90 °C, PN 40)
FKM seal
Internal thread connection
G = = 449726 © 449727 & 449728 = 449729 449730 = 449731 &
NPT - - 449773 & 449734 = 449735 " 449736 © 449737 & 449738 =
Rc = = 449740 & 4497412 449742 = 4497432 449744 = 449745 &
External thread connection
G 552735 & 449725 & - - - - - -
NPT = 449732 & = = = = = =
Rc = 449739 & = = = = = =
Weld end connection
EN'ISOB1127/ISO 4200/DIN 11866 - = 551757 & 551758 ¥ 551759 & 551760 ¥ 551761 & 551762 &
series

1.) External thread

Further versions on request

Material ﬂ Process connection

EPDM seal Clamp or flange

11.5. Ordering chart accessories

Note:
Since March 2012, sensor-fittings Type S030 in DN 15 and DN 20 exist in two versions, that have different K factors. The second
version is identified by the marking “v2”.

See chapter “9. Product accessories” on page 14.

Description Article no.
Sensor holder

Stainless steel with paddle wheel (PVDF), seal (FKM), screws and certificate for DN 06, DN 08, DN 15 v2 and DN 20 v2 = 448678 &
Stainless steel with paddle wheel (PVDF), seal (FKM), screws and certificate for DN 15 (except DN 15 v2 and DN 20 432306 &

v2)...DN 65
Stainless steel with paddle wheel (PVDF), seal (EPDM), screws and certificate for DN 15 (except DN 15 v2 and DN 20 432305 &
v2)...DN 65
Stainless steel with paddle wheel (PVDF), seal (EPDM), screws and certificate, Ra int. =0.8 ym for DN 15 (except 434149 &

DN 15 v2 and DN 20 v2)...DN 65
Stainless steel with paddle wheel (PP), seal (EPDM), screws and certificate for DN 06, DN 08, DN 15v2 and DN 20 v2 = 554896 &

DTS 1000011766 EN Version: AH Status: RL (released | freigegeben | validé) printed: 17.12.2021

Stainless steel with paddle wheel (PP), seal (EPDM), screws and certificate for DN 15 (except DN 15 v2 and DN 20 449425 &
v2)...DN 65

Brass with paddle wheel (PVDF), seal (FKM), screws and certificate for DN 06, DN 08, DN 15 v2 and DN 20 v2 448677 &
Brass with paddle wheel (PVDF), seal (FKM), screws and certificate for DN 15 (except DN 15 v2 and DN 20 v2)...DN 65 432304 &
Brass with paddle wheel (PVDF), seal (EPDM), screws and certificate for DN 15 (except DN 15 v2 and DN 20 v2)... 432303 &
DN 65

Brass with paddle wheel (PP), seal (EPDM), screws and certificate for DN 15 (except DN 15 v2 and DN 20 v2)...DN 65 | 449866 &
PVC with paddle wheel (PVDF), seal (FKM), screws and certificate for DN 06, DN 08, DN 15 v2 and DN 20 v2 448674 &=

PVC with paddle wheel (PVDF), seal (FKM), screws and certificate for DN 15 (except DN 15 v2 and DN 20 v2)..DN 65 | 432298 &
PVC with paddle wheel (PVDF), seal (EPDM), screws and certificate for DN 15 (except DN 15 v2 and DN 20 v2)...DN 65 | 432297 &
PVC with paddle wheel (PP), seal (EPDM), screws and certificate for DN 15 (except DN 15 v2 and DN 20 v2)...DN 65 443982 &
PP with paddle wheel (PVDF), seal (FKM), screws and certificate for DN 15...DN 65 432300 &=
PP with paddle wheel (PVDF), seal (EPDM), screws and certificate for DN 15...DN 65 432299 &
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PP with paddle wheel (PP), seal (FKM), screws and certificate for DN 15...DN 65 552881 &
PP with paddle wheel (PP), seal (EPDM), screws and certificate for DN 15...DN 65 443983 &=
PVDF with paddle wheel (PVDF), seal (FKM), screws and certificate for DN 06, DN 08, DN 15 v2 and DN 20 v2 448676 &
PVDF with paddle wheel (PVDF), seal (FKM), screws and certificate for DN 15 (except DN 15 v2 and DN 20 v2)...DN 65 | 432302 &
PVDF with paddle wheel (PVDF), seal (EPDM), screws and certificate for DN 15 (except DN 15 v2 and DN 20 v2)... 432301 &
DN 65
Sensor holder for version High Temperature
Stainless steel with paddle wheel (stainless steel), seal (FKM) and screws for DN 15 (except DN 15 v2 and DN 20 v2)... = 551764 &
DN 50
Stainless steel with paddle wheel (stainless steel), seal (FKM) and screws for DN 06, DN 08, DN 15 v2 and DN 20 v2 449723 &
Stainless steel with paddle wheel (stainless steel), seal (EPDM) and screws for DN 15 (except DN 15 v2 and 551763 &
DN 20 v2)...DN 50
Stainless steel with paddle wheel (stainless steel), seal (EPDM) and screws for DN 06, DN 08, DN 15v2 and DN 20 v2 = 449724 &
\ O-ring set
FKM - for metal sensor-fitting, DN 06...DN 65 426340 &
EPDM - for metal sensor-fitting, DN 06...DN 65 426341 &
FKM - for plastic sensor-fitting, DN 08 448679 &
FKM - for plastic sensor-fitting, DN 15 431555 &
FKM - for plastic sensor-fitting, DN 20 431556 &=
FKM - for plastic sensor-fitting, DN 25 431557 &
FKM - for plastic sensor-fitting, DN 32 431558 &
FKM - for plastic sensor-fitting, DN 40 431559 &
FKM - for plastic sensor-fitting, DN 50 431560 &
EPDM - for plastic sensor-fitting, DN 08 448680 &=
EPDM - for plastic sensor-fitting, DN 15 431561 &
EPDM - for plastic sensor-fitting, DN 20 431562 &=
EPDM - for plastic sensor-fitting, DN 25 431563 &
EPDM - for plastic sensor-fitting, DN 32 431564 =
EPDM - for plastic sensor-fitting, DN 40 431565 &
EPDM - for plastic sensor-fitting, DN 50 431566 &
Approvals/Certificates
Inspection certificate 3.1 (acc. to EN-ISO 10204) 803723 &
Test report 2.2 (acc. to EN-ISO 10204) 803722 &
Certification of Conformity for the surface Quality (DIN4762-DIN4768-1SO/4287/1) 804175 &
3 points Flow calibration certificate (S020 combined with the flow device inserted, only for DN <200) 550676 &
FDA approval 803724 =

DTS 1000011766 EN Version: AH Status: RL (released | freigegeben | validé) printed: 17.12.2021
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