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Cylinder

e According to DIN 6432
e With magnetic piston
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- Type description
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% The pneumatic cylinders feature magnetic pistons and are available in the fol-
= lowing versions: double-acting with fixed end position damping, double-act-
§ ing with adjustable end position damping
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i’ Single-acting on request
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1. General technical data

Product properties

Dimensions Detailed information can be found in chapter “2. Dimensions” on page 3.
Material

Piston rod Stainless steel AISI 303

Cylinder head Aluminium, anodised

Cylinder tube Stainless steel AISI 304

Seal PU

Performance data

Temperature range -10...+480°C

Pressure range" 1...10 bar

Medium data

Control medium Lubricated or non-lubricated, filtered compressed air
Environment and installation

Installation position User-defined

1.) Pressure values [bar]: Overpressure with respect to atmospheric pressure
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) 2. Dimensions

)

g Note:

€ ¢ Dimensions in mm

o e According to DIN 6432
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8 Piston diameter A A1 B ¢c b E F G K L M N P R

S 8 M4 4 M12x1.25 16 8 4 12 64 16 12 86 6 46 M5

; 10 M4 4 M12x1.25 16 8 4 12 64 16 12 86 6 46 M5

'5 12 M6 6 M16x1.5 19 12 6 16 75 22 18 104 9 48 M5
16 M6 6 M16x1.5 19 12 6 16 82 22 18 109 9 53 M5
20 M8 8 M22x1.5 27 16 8 20 95 24 20 131 12 67 G%

1 8

25 M10x1.25 10 M22x1.5 30 16 22 104 28 22 140 12 68 G
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3. Performance specifications
3.1. Force chart

Note:
e Operating pressure 6 bar

e The friction in the cylinder has been taken into account.

Piston diameter Double-acting cylinder
Compressive force Tensile force
[mm] [N] [N]
8 27 20
10 42 36
12 61 46
16 109 93
20 170 142
25 265 223

Ordering information
4.1. Birkert eShop - Easy ordering and quick delivery

Biirkert eShop - Easy ordering and fast delivery

You want to find your desired Biirkert product or spare part quickly and order directly?
Our online shop is available for you 24/7. Sign up and enjoy all the benefits.

Order online now

4.2. Biirkert product filter

- u
g I' ’ I f Biirkert product filter - Get quickly to the right product
g | wnen e |l >
E You want to select products comfortably based on your technical requirements?
»e e Use the Biirkert product filter and find suitable articles for your application quickly and
i % easily.
L]

' - = Try out our product filter
. 5 -—

4.3. Ordering chart

Ordering information

DTS 1000268346 EN Version: C Status: RL (released | freigegeben | validé) printed: 31.01.2020

For fasteners, please request data sheet Type TBU0OO1 ». This includes:
¢ Head and floor flange fastening

* Foot fastener, bearing support with rigid bearing

e Joint head, as well as fork head

e Hexagon nut according to DIN 439

Inductive limit switch, please see data sheet Type TEUOO5. Spare parts kits, please refer to the spare parts catalogue.

Visit product website » 417


https://products.burkert.com/?medium=datasheet&type=TZG001
https://www.burkert.com/ds-shop
https://country.burkert.com?url=ds-productfilter
https://products.burkert.com/?medium=datasheet&type=TBU001

Type TZGO001 =

burkert

Ordering chart with magnetic piston and with fixed end of stroke cushioning
Note:

e The delivery includes mounting and piston rod nut.

¢ Note the Ordering information (chapter “Ordering information” on page 4).
e QOther versions on request

Piston diameter Stroke Article no.

[mm] [mm] Double-acting
008 10 780573 &
25 780574 &
50 780575 &
80 780576 =
010 10 780581 &
25 780582 &
50 780583 &
80 780584 ¥
o 100 780585 &
g 012 10 780589
o 25 780590 &
o 50 780591 &
8 80 780592 &
cgz 100 780593 &
) 125 780594 ¥
T 160 780595 &
c 200 780596 =
% 016 10 780597 &
o 25 780598 =
g 50 780599 &
° 80 780600 &
g 100 780601 =
g 125 780602 ¥
4 160 780603 ¥
g 200 780604 ¥
@ 020 10 780606 ®
© 25 780563 &
é 50 780607 &
S 80 780608 =
z 100 780609 ¥
© 125 780610 =
3 160 780611
§ 200 780612 =
8 025 10 780615 ¥
) 25 780616 =
B 50 780617 &
80 780618 &
100 780619 &
125 780620 ¥
160 780621 &
200 780622 &
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https://products.burkert.com/?medium=datasheet&type=TZG001&id=780576
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780581
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780582
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780583
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780584
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780585
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780589
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780590
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780591
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780592
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780593
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780594
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780595
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780596
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780597
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780598
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780599
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780600
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780601
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780602
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780603
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780604
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780606
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780563
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780607
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780608
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780609
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780610
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780611
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780612
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780615
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780616
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780617
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780618
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780619
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780620
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780621
https://products.burkert.com/?medium=datasheet&type=TZG001&id=780622
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Ordering chart with magnetic piston, with fixed end of stroke cushioning
Note:

e The delivery includes mounting and piston rod nut.

¢ Note the Ordering information (chapter “Ordering information” on page 4).
e QOther versions on request

Piston diameter Stroke Article no.
[mm] [mm] Double-acting
16 25 782989 &
50 782990 &
80 782991 &
100 782992 &
125 782993 &
160 782994 =
200 782995 &
20 25 782997 &
50 782998 &
80 782999 &
100 783000 &
125 783001 &
160 783002 &
200 783003 &
25 25 783006 &
50 783007 &
80 783008 &
100 783009 &
125 783010 &
160 783011 &
200 783012 &
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https://products.burkert.com/?medium=datasheet&type=TZG001&id=782990
https://products.burkert.com/?medium=datasheet&type=TZG001&id=782991
https://products.burkert.com/?medium=datasheet&type=TZG001&id=782992
https://products.burkert.com/?medium=datasheet&type=TZG001&id=782993
https://products.burkert.com/?medium=datasheet&type=TZG001&id=782994
https://products.burkert.com/?medium=datasheet&type=TZG001&id=782995
https://products.burkert.com/?medium=datasheet&type=TZG001&id=782997
https://products.burkert.com/?medium=datasheet&type=TZG001&id=782998
https://products.burkert.com/?medium=datasheet&type=TZG001&id=782999
https://products.burkert.com/?medium=datasheet&type=TZG001&id=783000
https://products.burkert.com/?medium=datasheet&type=TZG001&id=783001
https://products.burkert.com/?medium=datasheet&type=TZG001&id=783002
https://products.burkert.com/?medium=datasheet&type=TZG001&id=783003
https://products.burkert.com/?medium=datasheet&type=TZG001&id=783006
https://products.burkert.com/?medium=datasheet&type=TZG001&id=783007
https://products.burkert.com/?medium=datasheet&type=TZG001&id=783008
https://products.burkert.com/?medium=datasheet&type=TZG001&id=783009
https://products.burkert.com/?medium=datasheet&type=TZG001&id=783010
https://products.burkert.com/?medium=datasheet&type=TZG001&id=783011
https://products.burkert.com/?medium=datasheet&type=TZG001&id=783012

Burkert — Close to You

For up-to-date addresses
please visit us at

www.burkert.com Norway
Poland

Austria Portugal
Belgium Spain
Czech Republic Sweden
Denmark Switzerland
Finland Turkey
France United Kingdom
Germany

o ‘“2 . g ItaIy ‘,
4’&4". L, Netherlands

Russia

China
Hong Kong
India
Japan
Korea
Malaysia
Philippines
Singapore
Taiwan

Canada
USA

Brazil
Uruguay

Emirates

: ¥ /’
South Africa
Australia

New Zealand
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