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Sterilkontur-Verschraubung nach DIN 11864-1 mit
Schwei3ende

¢ Design gemaB DIN 11864-1
¢ Alle medienberihrenden Werkstoffe rickverfolgbar
¢ Bestandteil des BBS Baukasten Systems

Im Datenblatt beschriebene Produktvarianten kdnnen von der Produktdarstellung und -beschreibung abweichen.

Typ-Beschreibung

Die Sterilkontur-Verschraubung mit Schweiende hat eine definierte Dichtungsvor-
spannung. Dadurch kann eine nahezu spaltfreie Verpressung der O-Ring-Dichtung
gewabhrleistet werden.

Produktablagerungen werden dadurch weitestgehend vermieden.

Die Sterilkontur-Verschraubung mit SchweiBende ist Bestandteil des BBS-Baukas-
tensystems.

Fir eine Verbindung mit héchsten Anspriichen empfehlen wir BBS-05 oder BBS-
06.
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1. Allgemeine technische Daten

Produkteigenschaften

Abmessungen Weitere Informationen entnehmen Sie dem Kapitel ,,4. Abmessungen auf Seite 4.
Werkstoff
Medienberihrend Edelstahl 1.4435/316L
Sonderwerkstoffe auf Anfrage
Nicht medienberthrend Edelstahl 1.4305/303 oder gleichwertig
Dichtung EPDM, FEP
Oberflachenqualitat Medienberiihrende Oberflachen: RA < Ra 0,76 um (ASME BPE SF3),

weitere Oberflachen auf Anfrage
Leistungsdaten
Betriebsdruck

Aseptik-Variante DIN DN 10...DN 40: 40 bar
DIN DN 50...DN 100: 25 bar
ISO DN 08...DN 25: 40 bar
ISO DN 32...DN 80: 25 bar
ASME DN2"...DN 1%2": 40 bar
ASME DN 2"...DN 4": 25 bar

Steril-Orbital-Variante 0.2 bar abs...16 bar

Mediendaten

Betriebsmedium Gase oder Flussigkeiten

Mediumstemperatur EPDM-Dichtwerkstoff: -40 °C...+90 °C, kurzzeitig bis + 140 °C

FEP-Dichtwerkstoff: -60 °C...+160 °C, kurzzeitig bis +205 °C
Prozess-/Leitungsanschluss & Kommunikation
Nennweite

Aseptik-Variante DIN DN 10...DN 100
ISO DN 08...DN 80
ASME DNY2"...DN 4"
Steril-Orbital-Variante DIN DN 04...DN 50
ISO DN 06...DN 50
ASME DN':"...DN 2"
Kundenspezifisch auf Anfrage

Leitungsanschluss Rundgewinde geméB DIN 405 -1 (Aseptik-Variante) oder metrisches Feingewinde
(Steril-Orbital-Variante)

Zulassungen und Konformitaten

Zertifikat Materialzertifikat 3.1

Lebensmittel und Getranke/Hygiene

FDA Weitere Informationen entnehmen Sie dem Kapitel ,,2.4. Lebensmittel und Getranke/
Hygiene“ auf Seite 4.

USP Weitere Informationen entnehmen Sie dem Kapitel ,,2.4. Lebensmittel und Getranke/

Hygiene“ auf Seite 4.
Umgebung und Installation
Umgebungstemperatur -20...+80°C

2. Zulassungen und Konformitaten
2.1. Allgemeine Hinweise

¢ Die im Folgenden genannten Zulassungen bzw. Konformitdten miissen bei Anfragen zwingend genannt werden. Nur so kann sicherge-
stellt werden, dass das Produkt alle vorgeschriebenen Eigenschaften erfiillt.

¢ Nicht alle bestellbaren Gerétevarianten kdnnen mit den genannten Zulassungen bzw. Konformitaten geliefert werden.

2.2. Konformitat

Das Produkt ist konform zu den EU-Richtlinien entsprechend der EU-Konformitatserklérung.
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2.3. Normen

Die angewandten Normen, mit denen die Konformitat mit den EU-Richtlinien nachgewiesen wird, sind in der EU-Baumusterprifbescheini-
gung und/oder der EU-Konformitétserklarung nachzulesen.

2.4. Lebensmittel und Getranke/Hygiene

\ Konformitat \ Beschreibung

FDA FDA - Code of Federal Regulations
Die Dichtwerkstoffe aus den Werkstoffen EPDM und FEP sind konform zum Code of Federal Regulations, verdffent-
licht durch die FDA (Food and Drug Administration, USA) gemé&B Herstellererklarung.

uUspP United States Pharmacopeial Convention (USP)
Die Dichtwerkstoffe aus den Werkstoffen EPDM und FEP sind biokompatibel gem&aB Herstellererklarung.

3. Werkstoffe
3.1. Biirkert resistApp

Biirkert resistApp - Bestédndigkeitstabelle

Sie méchten die Zuverlassigkeit und Langlebigkeit der Werkstoffe in Ihrem individuellen
Anwendungsfall sicherstellen? Verifizieren Sie Ihre Kombination aus Medien und Werkstoffen
auf unserer Website oder in unserer resistApp.

Jetzt chemische Besténdigkeit priifen

4. Abmessungen
4.1. Aseptik-Variante gemaB DIN 11864 -1
Verschraubung

Hinweis:
GemaB DIN 11864 -1
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‘ Nennweite D Da Di L S Artikel-Nr. Artikel-Nr.

\ [mm] [mm] [mm] [mm] [mm] EPDM FEP

'DIN

DN 10 38 12 10 76 27 744731 & 744733 &
DN 10 38 13 10 76 27 744730 & 744732 &
DN 15 44 19 16 76 27 744736 & 744737 &
DN 20 54 23 20 76 27 744738 & 744739 &
DN 25 63 29 26 77 27 744740 & 744741 =
DN 32 70 35 32 88 32 744742 & 744743 =
DN 40 78 41 38 88 32 744335 = 744744 =
DN 50 92 53 50 89 32 744336 & 744745 =
DN 65 112 70 66 113 40 744746 = 744747 &
DN 80 127 85 81 117 40 744748 & 744749 =
DN 100 148 104 100 120 40 744734 & 744735 =
ISO

DN 08 38 13,5 10,3 76 27 732231 & 732233 &
DN 10 44 17,2 14 76 27 732245 & 732247 &
DN 15 54 21,3 18,1 78 27 732255 & 732257 =
DN 20 63 26,9 23,7 78 27 732267 & 732269 &
DN 25 70 33,7 29,7 88 32 732280 & 732282 =
DN 32 78 42,4 38,4 88 32 732292 = 732294 =
DN 40 92 48,3 44,3 90 33 732302 & 732304 =
DN 50 112 60,3 56,3 114 40 732314 & 732316 &
DN 65 127 76,1 72,1 117 40 732324 = 732326 =
DN 80 148 88,9 84,3 122 40 732328 & 732330 &
ASME

DN2" 38 12,7 9,40 76 27 744775 & 744776 =
DN34" 44 19,05 15,75 76 27 T44777 & 744778 =
DN 1" 63 25,4 22,1 77 27 732209 & 744779 &
DN 1%2" 78 38,1 34,8 88 32,5 743137 & 744780 =
DN 2" 89 50,8 47,5 89 32,5 744781 & 744782 =
DN 215" 112 63,5 60,2 115 40 744783 & 747784 =
DN 3" 127 76,2 72,9 117 40 744785 & 744786 =
DN 4" 148 101,6 97,38 119 40 744787 & 744788 &
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Nennweite D Da Di L S Artikel-Nr.
[mm] [mm] [mm] [mm] [mm]
DIN
DN 10 21,9 12 10 39 27 731912 &
DN 10 21,9 13 10 39 27 744493 &
DN 15 27,9 19 16 39 27 731918 &
DN 20 35,9 23 20 38 26 731924 =
DN 25 42,9 29 26 40 26 731926 &
DN 32 48,9 35 32 47 32 731928 &
DN 40 54,9 41 38 47 31 731932 &
DN 50 66,9 53 50 48 30 731936 &
DN 65 84,9 70 66 61 40 731938 &
DN 80 98,9 85 81 61 40 731942 &
DN 100 118,9 104 100 66 40 731916 &
ISO
DN 08 21,9 13,5 10,3 39 27 731957 &
DN 10 27,9 17,2 14 39 27 731965 =
DN 15 35,9 21,3 18,1 40 27 731971 &
DN 20 42,9 26,9 23,7 41 27 731980 &
DN 25 48,9 33,7 29,7 47 32 731986 &
DN 32 54,9 42,4 38,4 a7 32 731994 &
DN 40 66,9 48,3 44,3 48 31 732001 =
DN 50 84,9 60,3 56,3 62 40 732007 =
DN 65 98,9 76,1 721 61 40 744521 =
DN 80 118,9 88,9 84,3 68 40 732015 &=
ASME
DN2" 21,9 12,7 9,4 39 27 744503 &
DN3" 27,9 19,05 15,75 39 27 744505 =
DN 1" 42,9 25,4 22,1 40 26 731949 &
DN 172" 54,9 38,1 34,8 46,5 30 744507 =
DN 2" 66,9 50,8 47,5 47,5 30 744509 &
DN 272" 84,9 63,5 60,2 63 40 744511 &
DN 3" 98,9 76,2 72,9 61 40 744513 &
DN 4" 118,9 101,6 97,38 65 40 744515 =
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Nennweite D Da Di L S Artikel-Nr.
[mm] [mm] [mm] [mm] [mm]
DIN
DN 10 RD 28 x Vs 12 10 41 27 732599 &
DN 10 RD 28 x Vs 13 10 41 27 744544 =
DN 15 RD 34 x s 19 16 41 27 732605 &
DN 20 RD 44 x1/6 23 20 43 26 732609 &
DN 25 RD 52x1/6 29 26 43 26 732611 &
DN 32 RD 58 x 1/6 35 32 48 32 732613 &
DN 40 RD 65x1/6 41 38 48 31 732615 &
DN 50 RD 78x1/6 53 50 48 30 732617 &
DN 65 RD 95x1/6 70 66 60 40 732619 &
DN 80 RD 110x Y 85 81 64 40 732623 &
DN 100 RD 130x Y4 104 100 64 40 732603 &
ISO
DN 08 RD 28x ¥ 13,5 10,3 41 27 732637 &
DN 10 RD 34 x ¥ 17,2 14 41 27 732646 &
DN 15 RD 44 x1/6 21,3 18,1 43 27 732654 &
DN 20 RD 52x1/6 26,9 23,7 43 27 732664 &
DN 25 RD 58 x1/6 33,7 29,7 48 32 732672 &
DN 32 RD 65x1/6 42,4 38,4 48 32 732684 &
DN 40 RD 78x1/6 48,3 44,3 49 31 732690 &
DN 50 RD 95x1/6 60,3 56,3 60 40 732698 &
DN 65 RD 110x V4 76,1 721 64 40 744555 =
DN 80 RD 130x V4 88,9 84,3 64 40 732704 =
ASME
DN2" RD 28x % 12,7 9,4 41 27 744546 &
DN3%" RD 34 x Vs 19,05 15,75 41 27 744547 &
DN 1" RD 52 x1/6 25,4 22,1 43 27 732629 ©
DN 115" RD 65x1/6 38,1 34,8 48,5 26 744548 =
DN 2" RD 78x1/6 50,8 47,5 48 26 744549 &
DN 272" RD 95x1/6 63,5 60,2 60 32 744550 &
DN 3" RD 110x V4 76,2 72,9 64 31 744551 &
DN 4" RD 130x Y4 101,6 97,38 64 30 744552 =
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Typ BBS-03

Bundblinddeckel

Hinweis:
GemaB DIN 11864 -1

burkert

FLUID CONTROL SYSTEMS

—
|
D
Nennweite D Da L Artikel-Nr.
[mm] [mm] [mm]

DIN

DN 10 21,9 18 10 744623 &
DN 15 27,9 24 10 744625 =
DN 20 35,9 30 11 744626 =
DN 25 42,9 35 13 733265 =
DN 32 48,9 4 14 744627 &
DN 40 54,9 48 14 744628 &
DN 50 66,9 61 15 744629 &
DN 65 84,9 93 17 744630 &
DN 80 98,9 93 17 744631 &
DN 100 118,9 114 21 744624 &
ISO

DN 08 21,9 18 10 733268 &
DN 10 27,9 24 10 744640 &
DN 15 35,9 30 11 733271 &
DN 20 42,9 35 13 733274 =
DN 25 48,9 41 14 733278 &
DN 32 54,9 48 14 733281 =
DN 40 66,9 61 15 744002 &
DN 50 84,9 79 17 744003 =
DN 65 98,9 93 17 744641 =
DN 80 118,9 114 21 744642 =
ASME

DN2" 21,9 18 10 744632 =
DN3" 27,9 24 10 744633 &
DN 1" 42,9 35 13 744634 =
DN 112" 54,9 38 14 744635 &
DN 2" 66,9 61 15 744636 &
DN 2%>" 84,9 79 17 744637 =&
DN 3" 98,9 93 17 744638 &
DN 4" 118,9 114 21 744639 &
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Typ BBS-03

Gewindeblinddeckel

Hinweis:
GemaB DIN 11864 -1

burkert

FLUID CONTROL SYSTEMS

Da
o F—F—
: -
D
Nennweite D Da L SW Artikel-Nr.
[mm] [mm] [mm] [mm]

DIN

DN 10 RD 28x s 21 20 17 744597 &
DN 15 RD 34 x s 25 20 22 744600 =
DN 20 RD 44x1/6 35 22 32 744601 =
DN 25 RD 52 x1/6 44 24 41 744602 =
DN 32 RD 58x1/6 45 24 41 744603 =
DN 40 RD 65x1/6 60 24 55 744604 =
DN 50 RD 78x1/6 72 24 65 744605 =
DN 65 RD 95x1/6 87 28 80 744268 =
DN 80 RD 110x V4 100 28 95 744269 =
DN 100 RD 130x ¥ 120 30 115 744599 =
ISO

DN 08 RD 28x ¥s 21 18 17 733214 =
DN 10 RD 34 x s 25 20 22 744620 &
DN 15 RD 44 x1/6 35 22 32 733223 &
DN 20 RD 52x1/6 44 24 41 742903 &
DN 25 RD 58 x1/6 45 24 41 733233 &
DN 32 RD 65x1/6 54 24 50 744004 =
DN 40 RD 78x1/6 70 24 65 744005 &
DN 50 RD 95x1/6 87 28 80 744006 =
DN 65 RD 110x 4 100 28 95 744621 &
DN 80 RD 130x % 120 30 115 744622 =
ASME

DN2" RD 28 x Vs 21 20 17 744612 =
DN34" RD 34 x Vs 25 20 22 744613 &
DN 1" RD 52x1/6 44 24 41 744614 =
DN 112" RD 65x1/6 60 24 55 744615 =
DN 2" RD 78x1/6 72 24 65 744616 &
DN 212" RD 95x1/6 87 28 80 744617 =
DN 3" RD 110x % 100 28 95 744618 &
DN 4" RD 130x %4 120 30 115 744619 &
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Typ BBS-03

Uberwurfmutter mit Rundgewinde

Hinweis:
GemaB DIN 11864 -1

burkert

FLUID CONTROL SYSTEMS

D
Di
. -
G
Nennweite D G Di L Artikel-Nr.
[mm] [mm] [mm] [mm]

DIN

DN 10 38 RD 28 x ¥ 19 18 732973 &
DN 15 44 RD 34 x s 25 18 732981 &
DN 20 54 RD 44x1/6 31 20 732989 &
DN 25 63 RD 52x1/6 36 21 732997 &
DN 32 70 RD 58x1/6 42 21 733005 &
DN 40 78 RD 65x1/6 49 21 733013 &
DN 50 92 RD 78x1/6 62 22 733019 &
DN 65 112 RD 95x1/6 80 25 733027 &
DN 80 127 RD 110x % 94 29 733033 &
DN 100 148 RD 130x " 115 31 733039 &
ISO

DN 08 38 RD 28x s 19 18 732973 &
DN 10 44 RD 34 x¥s 25 18 732981 &
DN 15 54 RD 44x1/6 31 20 732989 &
DN 20 63 RD 52x1/6 36 21 732997 &
DN 25 70 RD 58 x1/6 42 21 733005 &
DN 32 78 RD 65x1/6 49 21 733013 &
DN 40 92 RD 78x1/6 62 22 733019 &
DN 50 112 RD 95x1/6 80 25 733027 &
DN 65 127 RD 110 x ¥4 94 29 733033 &
DN 80 148 RD 130x Y4 115 31 733039 &
ASME

DN2" 38 RD 28 x ¥s 19 18 732973 &
DN34" 44 RD 34 x s 25 18 732981 &
DN 1" 63 RD 52 x1/6 36 21 732997 &
DN 112" 78 RD 65x1/6 49 21 733013 &
DN 2" 92 RD 78x1/6 62 22 733019 &
DN 2%>" 112 RD 95x1/6 80 25 733027 &
DN 3" 127 RD 110x Y4 94 29 733033 &
DN 4" 148 RD 130x Y4 115 31 733039 &
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Typ BBS-03

0O-Ring

Hinweis:
GemaB DIN 11864 -1

burkert

FLUID CONTROL SYSTEMS

& -

L

Nennweite Artikel-Nr. EPDM Artikel-Nr. FEP
DIN

DN 10 730383 & 730385 &
DN 15 730435 = 730437 =
DN 20 730480 = 730483 =
DN 25 730515 = 730517 &
DN 32 730569 = 730566 =
DN 40 730593 & 730591 =
DN 50 730624 = 730626 =
DN 65 730655 & 730657 &
DN 80 730692 & 730694 =
DN 100 730406 & 730408 =
ISO

DN 08 730993 & 730995 &
DN 10 731021 & 731023 &
DN 15 731077 & 731079 &
DN 20 731118 & 731120 &
DN 25 731157 & 731159 &
DN 32 731202 & 731204 =
DN 40 731232 & 731234 =
DN 50 731271 = 731273 &
DN 65 731299 & 731302 &
DN 80 731324 = 731326 &
ASME

DN2" 730788 & 730790 &
DN3%" 730803 = 730805 &
DN 1" 730825 = 730827 &
DN 1%2" 730855 & 730857 &
DN 2" 730878 & 730880 &
DN 2¥2" 730903 = 730905 &
DN 3" 730924 = 730926 =
DN 4" 730946 = 730948 =
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Typ BBS-03 g

burkert

FLUID CONTROL SYSTEMS

4.2, Steril-Orbital-Variante

SchweiBverschraubung

S S
A
ol 8la L ——
SWi1 W2
Nennweite D Da Di L S SWi1 sSw2 Artikel-Nr. = Artikel-Nr.
[mm] [mm] [mm] [mm] [mm] [mm] [mm] EPDM FEP

DIN

DN 04 21,9 6 4 55,5 18 12 19 732354 732356 &
DN 06 21,9 8 6 55,5 18 12 19 732358 '® = 732364 &
DN 08 24,5 10 8 56,5 18 14 22 732366 ® = 732370 ®
DN 10 31,2 12 10 58 18 17 27 732374® | 732381 ®
DN 10 31,2 13 10 58 18 17 27 7434441 744804 &
DN 15 41,6 19 16 60 18 - 36 732385 ® = 732387 &
DN 20 48,3 23 20 62 18 - 421 732389 ® 732391 &
DN 25 52 29 26 60 18 - 46" 732393 ® 732395 &
DN 32 62 35 32 68 18 - 561 732397 ® = 732399 &
DN 40 62 4 38 65 18 - 561 732401 ® 732403 &
DN 50 79,5 53 50 68 18 - 61" 732405® = 732407 &
ISO

DN 06 24,5 10,2 7 56,5 18 14 19 732461 ® | 732461 W
DN 08 31,2 13,5 10,3 58 18 17 27 732468'® = 732472 %
DN 10 36,5 17,2 14 58 18 21 32 732486 ® = 732490 ®
DN 15 41,6 21,3 18,1 58 18 22 36 732504® 732510 ®
DN 20 483 26,9 23,7 58 18 - 42 732522® 732526 &
DN 25 52 33,7 29,7 60 18 - 46" 732532 ® 732536 &
DN 32 62 42,4 38,4 65 18 - 561 732546 = 732551 &
DN 40 67 48,3 44,3 64 18 - 61" 732557 ® = 732563 &
DN 50 79,5 60,3 56,3 62 18 - 74" 732346'® 732350 &
ASME

DNY* 21,9 6,35 4,57 55,8 18 12 19 732431® 743034 &
DN3%" 24,5 9,53 7,75 61,8 25,4 14 22 732433®  732435®
DN12" 31,2 12,7 9,4 64,5 25,4 17 27 732437® 732439 ®
DN%" 36,5 19,05 15,75 72,3 254 21 32 732441® 732443 %
DN 1" 48,3 25,4 22,1 74 25,4 - 42" 732445 732447 &
DN 17" 62 38,1 34,8 68,6 18 - 561 732449 732451 %
DN 2" 75 50,8 47,5 87,7 25,4 - 61" 732458 ® = 732460 &

1.) Fir Hakenschlissel
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https://products.burkert.com/?medium=datasheet&type=BBS03&id=732563
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732346
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732350
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732431
https://products.burkert.com/?medium=datasheet&type=BBS03&id=743034
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732433
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732435
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732437
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732439
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732441
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732443
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732445
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732447
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732449
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732451
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732458
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732460
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Typ BBS-03

burkert

FLUID CONTROL SYSTEMS

Bundstutzen
Da
Di
|
|
»
| —
i t
D
Nennweite D Da Di L S Artikel-Nr.
[mm] [mm] [mm] [mm] [mm]
DIN
DN 04 13,8 6 4 27,5 18 732041 &
DN 06 13,8 8 6 27,5 18 732045 &
DN 08 15,8 10 8 27,5 18 732047 &
DN 10 19,8 12 10 28 18 732053 &
DN 10 19,8 13 10 28 18 743178 &
DN 15 27,4 19 16 30 18 732055 &
DN 20 27,4 23 20 30 18 732058 &
DN 25 39,3 29 26 28 18 732060 =
DN 32 49 35 32 33 18 732062 &
DN 40 49 41 32 31 18 732064 &
DN 50 65 53 50 33 18 732066 &
ISO
DN 06 15,8 10,2 7 27 18 732119 &
DN 08 19,8 13,5 10,3 28 18 732129 &
DN 10 24,2 17,2 14 28 18 732137 &
DN 15 27,4 21,3 18,1 28 18 732147 &
DN 20 33,7 26,9 23,7 28 18 732152 &
DN 25 39,3 33,7 29,7 28 18 732155 &
DN 32 49 42,4 38,4 33,3 18 732158 &
DN 40 54 48,3 44,3 30 18 732161 &
DN 50 65 60,3 56,3 28 18 732162 &
ASME
DN"" 13,8 6,35 4,57 27,8 18 732089 &
DN3%5" 15,8 9,53 7,75 25,1 18 732091 &
DN2" 19,8 12,7 9,4 27 18 732093 &
DN34" 24,2 19,05 15,75 34,9 254 732095 =
DN 1" 33,7 25,4 221 36,5 25,4 732097 &
DN 172" 49 38,1 34,8 32,4 18 732101 &
DN 2" 65,2 50,8 47,5 42,2 25,4 732105 &
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https://products.burkert.com/?medium=datasheet&type=BBS-03
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732041
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732045
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732047
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732053
https://products.burkert.com/?medium=datasheet&type=BBS03&id=743178
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732055
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732058
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732060
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732062
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732064
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732066
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732119
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732129
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732137
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732147
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732152
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732155
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732158
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732161
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732162
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732089
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732091
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732093
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732095
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732097
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732101
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732105
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Typ BBS-03

Gewindestutzen

burkert

FLUID CONTROL SYSTEMS

Da

Di

I

| —

2 |—>'1

o

Nennweite D Da Di L S SwWi1 Artikel-Nr.
[mm] [mm] [mm] [mm] [mm] [mm]

DIN
DN 04 M16x1,5 6 4 28 18 12 732727 &
DN 06 M16x1,5 8 6 28 18 12 732733 &
DN 08 M18x1,5 10 8 29 18 14 732745 =
DN 10 M22x1,5 12 10 30 18 17 732749 &
DN 10 M22x1,5 13 10 30 18 17 743179 &
DN 15 M30x2 19 16 30 18 - 732751 =
DN 20 M36x2 23 20 32 18 - 732753 &
DN 25 M42 x2 29 26 32 18 - 732755 =
DN 32 M52 x2 35 32 35 18 - 732757 &
DN 40 M52 x 2 41 32 34 18 - 732759 =
DN 50 M68 x 2 53 50 35 18 - 732761 =
I1ISO
DN 06 M18x1,5 10,2 7 29 18 14 732811 &
DN 08 M22x1,5 13,5 10,3 30 18 17 732825 &
DN 10 M26x 1,5 17,2 14 30 18 21 732847 =
DN 15 M30x2 21,3 18,1 30 18 22 732859 &
DN 20 M36 x 2 26,9 23,7 30 18 - 732867 &
DN 25 M42 x 2 33,7 29,7 32 18 - 732875 &
DN 32 M52 x 2 42,4 38,4 34 18 - 732883 &
DN 40 M56 x 2 48,3 443 34 18 - 732895 &
DN 50 M68 x 2 60,3 56,3 34 18 - 732899 &
ASME
DNvs" M16x1,5 6,35 4,57 28 18 12 732783 &
DN3" M18x1,5 9,53 7,75 36,7 25,4 14 732785 =
DN2" M22x1,5 12,7 9,4 36,5 25,4 17 732787 &
DN34" M26x1,5 19,05 15,75 37,4 25,4 21 732790 &
DN 1" M36x2 25,4 22,1 37,4 25,4 - 732792 =
DN 1%2" M52 x 2 38,1 34,8 36,2 18 - 732794 =
DN 2" M68 x 2 50,8 47,5 45,5 25,4 - 732798 &=
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https://products.burkert.com/?medium=datasheet&type=BBS-03
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732727
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732733
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732745
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732749
https://products.burkert.com/?medium=datasheet&type=BBS03&id=743179
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732751
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732753
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732755
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732757
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732759
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732761
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732811
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732825
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732847
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732859
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732867
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732875
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732883
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732895
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732899
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732783
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732785
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732787
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732790
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732792
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732794
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732798
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Typ BBS-03

Bundblinddeckel

burkert

FLUID CONTROL SYSTEMS

Da
-
D
Nennweite D Da L Artikel-Nr.
[mm] [mm] [mm]

DIN

DN 04 13,8 10 11 733284 =
DN 06 13,8 10 11 733287 &
DN 08 15,8 12,2 11 733290 &
DN 10 19,8 15 11 733293 &
DN 15 27,4 23,4 11 733297 &
DN 20 27,4 23,4 11 733300 &
DN 25 39,3 35,5 11,7 733303 &
DN 32 49 43,7 13 733306 &
DN 40 49 43,7 13 733309 &
DN 50 65 60,3 13,7 733312 &
ISO

DN 06 15,8 12 9,2 733348 &
DN 08 19,8 15 11 733351 &
DN 10 242 21 11 733357 &
DN 15 27,4 23,2 11 733364 =
DN 20 33,7 28 11 733370 =
DN 25 39,3 35,5 11 733376 &
DN 32 49 43,7 13 733382 =
DN 40 54 49,8 15 733388 &
DN 50 65 60,3 11 733391 =
ASME

DNvs" 13,8 10 11 733327 =
DN3s" 15,8 12,2 11 733330 &
DN2" 19,8 15 9,7 733333 &
DN34" 24,2 21 10,5 733336 =
DN 1" 33,7 28 12 733339 &
DN 172" 49 43,5 13 733342 &
DN 2" 65,2 60,3 13,7 733345 =
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https://products.burkert.com/?medium=datasheet&type=BBS-03
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733284
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733287
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733290
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733293
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733297
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733300
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733303
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733306
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733309
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733312
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733348
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733351
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733357
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733364
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733370
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733376
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733382
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733388
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733391
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733327
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733330
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733333
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733336
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733339
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733342
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733345
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Typ BBS-03

Gewindeblinddeckel

burkert

FLUID CONTROL SYSTEMS

Da
2 — [
< -
D
Nennweite D Da L SWi1 Artikel-Nr.
[mm] [mm] [mm] [mm]

DIN

DN 04 M16x1,5 13,5 12 12 733158 &
DN 06 M16x1,5 15,5 12 14 733161 &
DN 08 M18x1,5 15,5 12 14 733164 &
DN 10 M22x1,5 19,05 12 17 733168 &
DN 15 M30x2 26 12,5 22 733171 &
DN 20 M36 x 2 32 15 30 733174 =
DN 25 M42 x 2 38 15 36 733177 &
DN 32 M52 x 2 48 14 46 733180 &
DN 40 M52 x 2 48 14 46 733184 &
DN 50 M68 x 2 64 20 60 733187 &=
ISO

DN 06 M18x1,5 16 11 14 733211 &
DN 08 M22x1,5 19,05 13 17 733217 &=
DN 10 M26x 1,5 23 13 19 733220 &
DN 15 M30x2 26 12,5 22 733227 &
DN 20 M36 x 2 32 15 30 733230 &
DN 25 M42x2 38 15 36 733236 &
DN 32 M52 x 2 48 16 46 733239 &
DN 40 M56 x 2 52,5 16 50 733243 &
DN 50 M68 x 2 64 20 60 733246 &

ASME
DN4" M16x1,5 13,5 12 12 733190 &
DN3%" M18x1,5 15,5 12 14 733193 &
DN2" M22x1,5 19,05 12 17 733196 &
DN3%" M26x1,5 23 13 19 733199 &
DN 1" M36 x 2 26 12,5 22 733201 &
DN 115" M52 x2 48 18 41 733204 =
DN 2" M68 x 2 64 20 60 733208 &
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https://products.burkert.com/?medium=datasheet&type=BBS-03
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733158
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733161
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733164
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733168
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733171
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733174
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733177
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733180
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733184
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733187
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733211
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733217
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733220
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733227
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733230
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733236
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733239
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733243
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733246
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733190
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733193
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733196
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733199
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733201
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733204
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733208
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Typ BBS-03

Uberwurfmutter

burkert

FLUID CONTROL SYSTEMS

Bis Nennweite DN 15

Ab Nennweite DN 20

L

N

L

ol o +H—

‘ Nennweite D G Di L SWi1 Artikel-Nr.

\ [mm] [mm] [mm] [mm] [mm]

'DIN

DN 04 21,9 M16x1,5 10,4 12 19 732927 &
DN 06 21,9 M16x1,5 10,4 12 19 732927 &
DN 08 24,5 M18x1,5 12,4 12 22 732931 &
DN 10 31,2 M22x1,5 15,5 12 27 732975 &
DN 15 41,6 M30x2 23,9 13 36 732991 &
DN 20 48,3 M36x2 28,5 13 421 732999 =
DN 25 52 M42 x 2 36 15 46" 733007 =
DN 32 62 M52 x 2 44 18 561 733015 &
DN 40 62 M52 x 2 44 18 561" 733015 =
DN 50 79,5 M68 x 2 60,7 18 741 733029 =
ISO

DN 06 24,5 M18x 1,5 12,4 12 22 732931 &
DN 08 31,2 M22x1,5 15,5 12 27 732975 &
DN 10 36,5 M26x 1,5 21,4 13 32 732983 &
DN 15 41,6 M30x2 23,9 13 36 732991 &
DN 20 48,3 M36x2 28,5 13 421 732999 =
DN 25 52 M42 x 2 36 15 46" 733007 &
DN 32 62 M52 x 2 44 18 561 733015 =
DN 40 67 M56 x 2 48,6 18 61" 733023 &
DN 50 79,5 M68 x 2 60,7 18 741 733029 =
ASME

DN%" 21,9 M16x1,5 10,4 12 19 732927 &
DN3s" 24,5 M18x1,5 12,4 12 22 732931 &
DN2" 31,2 M22x1,5 15,5 12 27 732975 &
DN34" 36,5 M26x 1,5 21,4 13 32 732983 &
DN 1" 48,3 M36x2 28,5 13 421 732999 &
DN 112" 62 M52 x 2 44 18 561 733015 &
DN 2" 79,5 M68 x 2 60,7 18 741 733029 =

1.) Fur Hakenschlissel
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https://products.burkert.com/?medium=datasheet&type=BBS-03
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732927
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732927
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732931
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732975
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732991
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732999
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733007
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733015
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733015
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733029
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732931
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732975
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732983
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732991
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732999
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733007
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733015
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733023
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733029
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732927
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732931
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732975
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732983
https://products.burkert.com/?medium=datasheet&type=BBS03&id=732999
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733015
https://products.burkert.com/?medium=datasheet&type=BBS03&id=733029
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Typ BBS-03

Sicherungsring

burkert

FLUID CONTROL SYSTEMS

Nennweite Artikel-Nr.

DIN

DN 04 731867 &
DN 06 730867 &
DN 08 731869 &
DN 10 731871 &
DN 15 731879 =
DN 20 731881 &
DN 25 731883 &
DN 32 731885 &
DN 40 731885 &=
DN 50 731889 &=
ISO

DN 06 731869 &
DN 08 731871 &
DN 10 731877 &
DN 15 731879 &
DN 20 731881 =
DN 25 731883 &
DN 32 731885 &
DN 40 731887 &
DN 50 731889 &
ASME

DN%" 731867 &
DN3%" 731869 &
DN?2" 731871 &
DN3%" 731877 &
DN 1" 731881 &
DN 11" 731885 &
DN 2" 731889 &=
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https://products.burkert.com/?medium=datasheet&type=BBS-03
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731867
https://products.burkert.com/?medium=datasheet&type=BBS03&id=730867
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731869
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731871
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731879
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731881
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731883
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731885
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731885
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731889
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731869
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731871
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731877
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731879
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731881
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731883
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731885
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731887
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731889
https://products.burkert.com/?medium=datasheet&type=BBS03&id=731867
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Nennweite Artikel-Nr. EPDM Artikel-Nr. FEP
DIN
DN 04 731867 & auf Anfrage
DN 06 730346 & 730348 &
DN 08 730356 & 730356 &
DN 10 730369 & 730371 &
DN 15 730412 & 730414 &
DN 20 730460 = 730462 &
DN 25 730497 = 730499 &
DN 32 730546 & 730548 &
DN 40 730573 & 730575 &
DN 50 730606 & 730608 &
1ISO
DN 06 730981 & -
DN 08 730983 & auf Anfrage
DN 10 731004 = 731006 =
DN 15 731058 & 731060 =
DN 20 731101 & 731103 &
DN 25 731141 = 731143 &
DN 32 731187 & 731189 &
DN 40 731216 2 731218 &
DN 50 731250 & 731253 &
ASME
DNYa" 730750 & 730752 &
DN3%" 730356 & 730356 &
DN," 730766 = 730768 &
DN3#" 730792 & 730794 &
DN 1" 730811 & 730813 &
DN 11" 730837 & 730839 &
DN 2" 730867 & 730870 &

5. Bestellinformationen

5.1. Biirkert eShop

Produkt-Webseite besuchen »

Biirkert eShop - Bequem bestellt und schnell geliefert

Sie méchten Ihr gewlinschtes Blrkert-Produkt oder Ersatzteil schnell finden und direkt

bestellen? Unser Onlineshop ist rund um die Uhr fur Sie erreichbar. Melden Sie sich gleich

an und nutzen Sie die Vorteile.

Jetzt online einkaufen
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FLUID CONTROL SYSTEMS

5.2. Biirkert Produkftfilter

Biirkert Produktfilter - Schnell zum passenden Produkt
Sie méchten anhand lhrer technischen Anforderungen einfach und bequem selektieren?

Nutzen Sie den Birkert Produktfilter und finden Sie unseren passenden Artikel fur lhre
Anwendung.

Jetzt Produkte filtern

5.3. Bestelltabelle

Hinweis:
Weitere Informationen entnehmen Sie dem Kapitel ,,4. Abmessungen® auf Seite 4.

Produkt-Webseite besuchen » 20|20
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