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 Sterilkontur-Klemmverbindung nach DIN 11864-3 mit 
Schweißende

•  Design gemäß DIN 11864-1

•  Alle medienberührenden Werkstoffe rückverfolgbar

•  Bestandteil des BBS Baukastensystems

 Die Sterilkontur-Klemmverbindung ist eine spaltfreie Verbindung, die speziell für 
sterile Anwendungen entwickelt wurde. Der darin verbaute O-Ring wird über einen 
metallischen Anschlag definiert verpresst.
Die Sterilkontur-Klemmverbindung mit Schweißende ist Bestandteil des BBS-Bau-
kastensystems.

 Im Datenblatt beschriebene Produktvarianten können von der Produktdarstellung und -beschreibung abweichen.

 Typ-Beschreibung Kombinierbar mit
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1.  Allgemeine technische Daten
Produkteigenschaften
Abmessungen Weitere Informationen entnehmen Sie dem Kapitel „4.	Abmessungen“	auf	Seite	4.

Werkstoff
Medienberührend Edelstahl 1.4435/316L

Sonderwerkstoffe auf Anfrage
Nicht medienberührend Edelstahl 1.4305/303 oder gleichwertig
Dichtung EPDM, FEP
Oberflächenqualität Medienberührende Oberflächen: RA < Ra 0,76 μm (ASME BPE SF3), 

weitere Oberflächen auf Anfrage
Leistungsdaten
Betriebsdruck
Aseptik-Variante DIN DN 10…DN 40: 40 bar

DIN DN 50…DN 100: 25 bar
ISO DN 08…DN 25: 40 bar
ISO DN 32…DN 80: 25 bar
ASME DN½"…DN 1½": 40 bar
ASME DN 2"…DN 4": 25 bar

Steril-Orbital-Variante 0.2 bar abs…16 bar
Mediendaten
Betriebsmedium Gase oder Flüssigkeiten
Mediumstemperatur EPDM-Dichtwerkstoff:  - 40 °C…+ 90 °C, kurzzeitig bis + 140 °C

FEP-Dichtwerkstoff:  - 60 °C…+ 160 °C, kurzzeitig bis + 205 °C
Prozess-/Leitungsanschluss und Kommunikation
Nennweite
Aseptik-Variante DIN DN 08…DN 100

ISO DN 08…DN 100
ASME DN¼"…DN 4"
Kundenspezifisch auf Anfrage

Clamp-Variante DIN DN 10…DN 100
ISO DN 08…DN 80
ASME DN½"…DN 4"

Leitungsanschluss Standard-Clamp-Klammer
Zulassungen und Konformitäten
Zertifikat Materialzertifikat 3.1
Lebensmittel und Getränke/Hygiene
FDA Weitere Informationen entnehmen Sie dem Kapitel „2.4.	Lebensmittel	und	Getränke/

Hygiene“	auf	Seite	4.
USP Weitere Informationen entnehmen Sie dem Kapitel „2.4.	Lebensmittel	und	Getränke/

Hygiene“	auf	Seite	4.
Umgebung und Installation
Umgebungstemperatur - 20…+ 80 °C

2. Zulassungen und Konformitäten
2.1. Allgemeine Hinweise

• Die im Folgenden genannten Zulassungen bzw. Konformitäten müssen bei Anfragen zwingend genannt werden. Nur so kann sicherge-
stellt werden, dass das Produkt alle vorgeschriebenen Eigenschaften erfüllt.

• Nicht alle bestellbaren Gerätevarianten können mit den genannten Zulassungen bzw. Konformitäten geliefert werden.

2.2. Konformität

Das Produkt ist konform zu den EU-Richtlinien entsprechend der EU-Konformitätserklärung.

2.3. Normen

Die angewandten Normen, mit denen die Konformität mit den EU-Richtlinien nachgewiesen wird, sind in der EU-Baumusterprüfbescheini-
gung und/oder der EU-Konformitätserklärung nachzulesen.

https://products.burkert.com/?medium=datasheet&type=BBS-05
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2.4.	  Lebensmittel und Getränke/Hygiene

Konformität Beschreibung
FDA FDA – Code of Federal Regulations

Die Dichtwerkstoffe aus den Werkstoffen EPDM und FEP sind konform zum Code of Federal Regulations, veröffent-
licht durch die FDA (Food and Drug Administration, USA) gemäß Herstellererklärung.

USP United States Pharmacopeial Convention (USP)
Die Dichtwerkstoffe aus den Werkstoffen EPDM und FEP sind biokompatibel gemäß Herstellererklärung.

3. Werkstoffe
3.1. Bürkert resistApp

Bürkert resistApp – Beständigkeitstabelle

Sie möchten die Zuverlässigkeit und Langlebigkeit der Werkstoffe in Ihrem individuellen 
Anwendungsfall sicherstellen? Verifizieren Sie Ihre Kombination aus Medien und Werkstoffen 
auf unserer Website oder in unserer resistApp.

Jetzt chemische Beständigkeit prüfen

4.	  Abmessungen
4.1.	 Aseptik-Variante	gemäß	DIN	11864	-	3

Klemmverbindung

Hinweis:
Gemäß DIN 11864 - 3

L

S S

D C D
a

D
i

Nennweite D C Da Di L S Artikel-Nr. 
EPDM

Artikel-Nr. 
FEP[mm] [mm] [mm] [mm] [mm] [mm]

DIN
DN 10 46 34 12 10 76 26 730761  730763 
DN 10 46 34 13 10 76 26 743410  743411 
DN 15 46 34 19 16 76 26 730777  730779 
DN 20 66,5 50,5 23 20 76 26 730785  730787 
DN 25 66,5 50,5 29 26 77 28 730793  730795 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://country.burkert.com?url=ds-resistapp
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730761
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730763
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743410
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743411
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730777
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730779
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730785
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730787
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730793
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730795
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Nennweite D C Da Di L S Artikel-Nr. 
EPDM

Artikel-Nr. 
FEP[mm] [mm] [mm] [mm] [mm] [mm]

DN 32 66,5 50,5 35 32 88 30 730802  730804 
DN 40 82 64 41 38 88 30 730810  730812 
DN 50 93 77,5 53 50 89 30 730818  730820 
DN 65 102 91 70 66 113 40 730826  730828 
DN 80 116 106 85 81 117 40 730834  730836 
DN 100 141 130 104 100 120 40 730769  730771 
ISO
DN 08 46 34 13,5 10,3 76 26 730645  730646 
DN 10 46 34 17,2 14 76 26 730654  730656 
DN 15 46 34 21,3 18,1 78 26 730674  730676 
DN 20 66,5 50,5 26,9 23,7 78 30 730687  730689 
DN 25 66,5 50,5 33,7 29,7 88 30 730697  730699 
DN 32 82 64 42,4 38,4 88 30 730709  730710 
DN 40 82 64 48,3 44,3 90 30 730716  730718 
DN 50 102 91 60,3 56,3 114 40 730726  730728 
DN 65 116 106,00 76,1 72,1 117 40 730734  730736 
DN 80 131 119,00 88,9 84,3 122 40 730742  730744 
ASME
DN½" 46 34 12,7 9,4 76 26 730580  730582 
DN¾" 46 34 19,05 15,75 76 26 730588  735590 
DN 1" 66,5 50,5 25,4 22,1 77 28 730596  730598 
DN 1½" 82 64 38,1 34,8 88 30 730603  730605 
DN 2" 93 77,5 50,8 47,5 89 30 730611  730613 
DN 2½" 102 91 63,5 60,2 115 40 730619  730621 
DN 3" 116 106 76,2 72,9 117 40 730627  730629 
DN 4" 141 130 101,6 97,38 119 40 730635  730637 

Nutstutzen

Hinweis:
Gemäß DIN 11864 - 3

L

S

D

Di

Da

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730802
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730804
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730810
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730812
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730818
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730820
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730826
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730828
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730834
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730836
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730769
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730771
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730645
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730646
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730654
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730656
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730674
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730676
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730687
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730689
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730697
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730699
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730709
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730710
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730716
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730718
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730726
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730728
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730734
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730736
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730742
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730744
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730580
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730582
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730588
https://products.burkert.com/?medium=datasheet&type=BBS05&id=735590
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730596
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730598
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730603
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730605
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730611
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730613
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730619
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730621
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730627
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730629
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730635
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730637
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Nennweite D Da Di L S Artikel-Nr.
[mm] [mm] [mm] [mm] [mm]

DIN
DN 10 34 12 10 37,7 26 730362 
DN 10 34 13 10 37,7 26 743547 
DN 15 34 19 16 37,7 26 730370 
DN 20 50,5 23 20 37,7 26 742803 
DN 25 50,5 29 26 38,2 28 730376 
DN 32 50,5 35 32 43,7 30 743548 
DN 40 64 41 38 44,2 30 730384 
DN 50 77,5 53 50 45,2 30 730388 
DN 65 91 70 66 56,2 40 744393 
DN 80 106 85 81 58,2 40 730394 
DN 100 130 104 100 59,7 40 744392 
ISO
DN 08 34 13,5 10,3 37,7 26 730292 
DN 10 34 17,2 14 37,7 26 730296 
DN 15 34 21,3 18,1 38,7 26 730306 
DN 20 50,5 26,9 23,7 38,2 30 730316 
DN 25 50,5 33,7 29,7 43,7 30 730320 
DN 32 64 42,4 38,4 43,7 30 730329 
DN 40 64 48,3 44,3 44,7 30 730337 
DN 50 91 60,3 56,3 56,7 40 730343 
DN 65 106 76,10 72,1 58,2 40 730347 
DN 80 119 88,90 84,3 60,7 40 730351 
ASME
DN½" 34 12,7 9,4 37,7 26 730265 
DN¾" 34 19,05 15,75 37,7 26 730269 
DN 1" 50,5 25,4 22,1 38,2 28 730272 
DN 1½" 64 38,1 34,8 43,7 30 730276 
DN 2" 77,5 50,8 47,5 44,2 30 730280 
DN 2½" 91 63,5 60,2 57,2 40 730284 
DN 3" 106 76,2 72,9 58,2 40 730288 
DN 4" 130 101,6 97,38 59,2 40 730290 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730362
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743547
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730370
https://products.burkert.com/?medium=datasheet&type=BBS05&id=742803
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730376
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743548
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730384
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730388
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744393
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730394
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744392
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730292
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730296
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730306
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730316
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730320
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730329
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730337
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730343
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730347
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730351
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730265
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730269
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730272
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730276
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730280
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730284
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730288
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730290
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Bundstutzen

Hinweis:
Gemäß DIN 11864 - 3

L

S

Da

Di

D

Nennweite D Da Di L S Artikel-Nr.
[mm] [mm] [mm] [mm] [mm]

DIN
DN 10 34 12 10 38 26 731026 
DN 10 34 13 10 38 26 744397 
DN 15 34 19 16 38 26 731036 
DN 20 50,5 23 20 38 26 743960 
DN 25 50,5 29 26 38,5 28 731040 
DN 32 50,5 35 32 44 30 731046 
DN 40 64 41 38 44 30 731049 
DN 50 77,5 53 50 44,5 30 731053 
DN 65 91 70 66 56,5 40 731057 
DN 80 106 85 81 58,5 40 731061 
DN 100 130 104 100 60 40 744399 
ISO
DN 08 34 13,5 10,3 38 26 730951 
DN 10 34 17,2 14 38 26 730957 
DN 15 34 21,3 18,1 39 26 730968 
DN 20 50,5 26,9 23,7 39 30 730976 
DN 25 50,5 33,7 29,7 44 30 730984 
DN 32 64 42,4 38,4 44 30 730994 
DN 40 64 48,3 44,3 45 30 731000 
DN 50 91 60,3 56,3 57 40 731007 
DN 65 106 76,1 72,1 58,5 40 731010 
DN 80 119 88,9 84,3 61 40 731014 
ASME
DN½" 34 12,7 9,4 38 26 730922 
DN¾" 34 19,05 15,75 38 26 730925 
DN 1" 50,5 25,4 22,1 38,5 28 730929 
DN 1½" 64 38,1 34,8 44 30 730933 
DN 2" 77,5 50,8 47,5 44,5 30 730937 
DN 2½" 91 63,5 60,2 57,5 40 730941 
DN 3" 106 76,2 72,9 58,5 40 730945 
DN 4" 130 101,6 97,38 59,5 40 730947 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731026
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744397
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731036
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743960
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731040
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731046
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731049
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731053
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731057
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731061
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744399
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730951
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730957
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730968
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730976
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730984
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730994
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731000
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731007
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731010
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731014
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730922
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730925
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730929
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730933
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730937
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730941
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730945
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730947
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Nutblinddeckel

Hinweis:
Gemäß DIN 11864 - 3

L

Da

D

Nennweite D Da L Artikel-Nr.
[mm] [mm] [mm]

DIN
DN 10 34 25 11,7 731329 
DN 15 34 25 11,7 731331 
DN 20 50,5 42 11,7 744456 
DN 25 50,5 42 10,2 731333 
DN 32 50,5 42 13,7 744424 
DN 40 64 54 14,2 744426 
DN 50 77,5 62 15,2 731337 
DN 65 91 78 16,2 744429 
DN 80 106 93 18,2 744431 
DN 100 130 115 19,7 744419 
ISO
DN 08 34 25 11,7 731278 
DN 10 34 25 11,7 731282 
DN 15 34 25 12,7 731290 
DN 20 50,5 42 8,2 731294 
DN 25 50,5 42 13,7 731300 
DN 32 64 54 13,7 731303 
DN 40 64 54 14,7 731309 
DN 50 91 78 16,7 731313 
DN 65 106 93 18,2 731317 
DN 80 119 104 20,7 731321 
ASME
DN½" 34 25 11,7 744407 
DN¾" 34 25 11,7 744408 
DN 1" 50,5 42 10,2 744409 
DN 1½" 64 54 13,7 744410 
DN 2" 77,5 62 14,2 744411 
DN 2½" 91 78 17,2 744412 
DN 3" 106 93 18,2 744413 
DN 4" 130 114,2 19,2 744414 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731329
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731331
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744456
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731333
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744424
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744426
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731337
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744429
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744431
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744419
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731278
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731282
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731290
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731294
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731300
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731303
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731309
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731313
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731317
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731321
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744407
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744408
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744409
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744410
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744411
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744412
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744413
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744414
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Bundblinddeckel

Hinweis:
Gemäß DIN 11864 - 3

Da

D

L

Nennweite D Da L Artikel-Nr.
[mm] [mm] [mm]

DIN
DN 10 34 25 12 744452 
DN 15 34 25 12 744454 
DN 20 50,5 42 12 744456 
DN 25 50,5 42 10,5 743849 
DN 32 50,5 42 14 743850 
DN 40 64 54 14 731403 
DN 50 77,5 62 14,5 744460 
DN 65 91 78 16,5 744462 
DN 80 106 93 18,5 744464 
DN 100 130 115 20 744453 
ISO
DN 08 34 25 12 731349 
DN 10 34 25 12 731352 
DN 15 34 25 13 731362 
DN 20 50,5 42 9 731366 
DN 25 50,5 42 14 731372 
DN 32 64 54 14 731376 
DN 40 64 54 15 731382 
DN 50 91 78 17 731386 
DN 65 106 93 18,5 731390 
DN 80 119 104 21 731394 
ASME
DN½" 34 25 12 744439 
DN¾" 34 25 12 744440 
DN 1" 50,5 42 10,5 744441 
DN 1½" 64 54 14 744442 
DN 2" 77,5 62 14,5 744443 
DN 2½" 91 78 17,5 744444 
DN 3" 106 93 18,5 744446 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744452
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744454
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744456
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743849
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743850
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731403
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744460
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744462
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744464
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744453
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731349
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731352
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731362
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731366
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731372
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731376
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731382
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731386
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731390
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731394
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744439
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744440
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744441
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744442
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744443
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744444
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744446
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Klammer

Hinweis:
• Gemäß DIN 11864 - 3

• Je nach Wunsch mit Flügelmutter oder mit Sechskantmutter

L

ø C

ø 
D

C D L Artikel-Nr. 
Variante 

mit Flügelmutter

Artikel-Nr. 
Variante 

mit Sechskantmutter
[mm] [mm] [mm]

25 130 64 731146  749162 
34 130 68 731150  749163 
50.5 154 93 731164  749164 
64 180 108 731172  749165 
77.5 190 125 731174  749166 
91 200 139 731176  749167 
106 220 144 731178  749168 
119 240 171 731144  749169 
130 240 171 731154  749170 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731146
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749162
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731150
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749163
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731164
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749164
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731172
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749165
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731174
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749166
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731176
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749167
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731178
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749168
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731144
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749169
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731154
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749170
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O-Ring

Hinweis:
Gemäß DIN 11864 - 3

Nennweite Artikel-Nr.  
EPDM

Artikel-Nr.  
FEP

DIN
DN 10 730383  730385 
DN 15 730435  730437 
DN 20 730480  730483 
DN 25 730515  730517 
DN 32 730569  730566 
DN 40 730593  730591 
DN 50 730624  730626 
DN 65 730655  730657 
DN 80 730692  730694 
DN 100 730406  730408 
ISO
DN 08 730993  730995 
DN 10 731021  731023 
DN 15 731077  731079 
DN 20 731118  731120 
DN 25 731157  731159 
DN 32 731202  731204 
DN 40 731232  731234 
DN 50 731271  731273 
DN 65 731299  731302 
DN 80 731324  731326 
ASME
DN½" 730788  730790 
DN¾" 730803  730805 
DN 1" 730825  730827 
DN 1½" 730855  730857 
DN 2" 730878  730880 
DN 2½" 730903  730905 
DN 3" 730924  730926 
DN 4" 730946  730948 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730383
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730385
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730435
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730437
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730480
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730483
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730515
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730517
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730569
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730566
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730593
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730591
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730624
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730626
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730655
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730657
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730692
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730694
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730406
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730408
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730993
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730995
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731021
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731023
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731077
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731079
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731118
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731120
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731157
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731159
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731202
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731204
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731232
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731234
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731271
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731273
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731299
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731302
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731324
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731326
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730788
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730790
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730803
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730805
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730825
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730827
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730855
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730857
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730878
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730880
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730903
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730905
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730924
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730926
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730946
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730948
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4.2.	 BBS-Sterilkontur

Dichtkontur

D C D
a

D
i

L

Nennweite C D Da Di L Artikel-Nr. 
EPDM

Artikel-Nr. 
FEP[mm] [mm] [mm] [mm] [mm]

DIN
DN 08 25 41 10 8 54 730757  730759 
DN 10 25 41 12 10 54 730765  730767 
DN 10 25 41 13 10 54 744384  744385 
DN 15 50,5 55 19 16 54 730781  730783 
DN 20 50,5 55 23 20 54 730789  730791 
DN 25 50,5 72 29 26 54 730799  730800 
DN 32 64 87 35 32 60 730806  730808 
DN 40 64 87 41 38 60 730814  730816 
DN 50 77,5 99 53 50 60 730822  730824 
DN 65 91 113 70 66 60 730830  730832 
DN 80 106 127 85 81 60 730838  730840 
DN 100 130 154 104 100 60 730773  730775 
ISO
DN 08 25 41 13,5 10,3 54 730648  730650 
DN 10 50,5 41 17,2 14 54 730658  730660 
DN 15 50,5 72 21,3 18,1 54 730679  730683 
DN 20 50,5 72 26,9 23,7 54 730693  730695 
DN 25 50,5 72 33,7 29,7 54 730703  730707 
DN 32 64 87 42,4 38,4 60 730712  730714 
DN 40 64 87 48,3 44,3 60 730722  730724 
DN 50 77,5 99 60,3 56,3 60 730730  730732 
DN 65 91 113 76,1 72,1 60 730738  730740 
DN 80 106, 127 88,9 84,3 60 730748  744383 
DN 100 144,5 169 114,3 109,7 60 730666  730668 
ASME
DN¼" 25 41 6,35 4,57 54 730576  730578 
DN⅜" 25 41 9,53 7,75 54 743032  743033 
DN½" 25 41 12,7 9,4 54 730584  730586 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730757
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730759
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730765
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730767
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744384
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744385
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730781
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730783
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730789
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730791
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730799
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730800
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730806
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730808
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730814
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730816
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730822
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730824
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730830
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730832
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730838
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730840
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730773
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730775
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730648
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730650
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730658
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730660
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730679
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730683
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730693
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730695
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730703
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730707
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730712
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730714
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730722
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730724
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730730
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730732
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730738
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730740
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730748
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744383
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730666
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730668
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730576
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730578
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743032
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743033
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730584
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730586
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Nennweite C D Da Di L Artikel-Nr. 
EPDM

Artikel-Nr. 
FEP[mm] [mm] [mm] [mm] [mm]

DN¾" 25 41 19,05 15,75 54 730592  730594 
DN 1" 50,5 72 25,4 22,1 54 730600  730602 
DN 1½" 50,5 72 38,1 34,8 54 730607  730609 
DN 2" 64 87 50,8 47,5 54 730615  730617 
DN 2½" 77,5 99 63,5 60,2 54 730623  730625 
DN 3" 91 113 76,2 72,9 60 730631  730633 
DN 4" 119 140 101,6 97,38 60 730639  730641 

Nutstutzen

L

S

Da

Di

D

Nennweite D Da Di L S Artikel-Nr.
[mm] [mm] [mm] [mm] [mm]

DIN
DN 08 25 10 8 27 18 731024 
DN 10 25 12 10 27 18 731030 
DN 10 25 13 10 27 18 748225 
DN 15 50,5 19 16 27 18 731036 
DN 20 50,5 23 20 27 18 731038 
DN 25 50,5 29 26 27 18 731044 
DN 32 64 35 32 30 18 731047 
DN 40 64 41 32 30 21 731051 
DN 50 77,5 53 50 30 21 731055 
DN 65 91 70 66 30 21 731059 
DN 80 106 85 81 30 20 731063 
DN 100 130 104 100 30 20 731032 
ISO
DN 08 25 13,5 10,3 27 18 730953 
DN 10 50,5 17,2 14 27 20 730959 
DN 15 50,5 21,3 18,1 27 20 730972 
DN 20 50,5 26,9 23,7 27 20 730980 
DN 25 50,5 33,7 29,7 27 18 730992 
DN 32 64 42,4 38,4 30 20 730996 
DN 40 64 48,3 44,3 30 21 731005 
DN 50 77,5 60,3 56,3 30 21 731008 
DN 65 91 76,1 42,1 30 21 731012 
DN 80 106 88,9 84,3 30 20 731018 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730592
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730594
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730600
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730602
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730607
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730609
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730615
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730617
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730623
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730625
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730631
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730633
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730639
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730641
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731024
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731030
https://products.burkert.com/?medium=datasheet&type=BBS05&id=748225
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731036
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731038
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731044
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731047
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731051
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731055
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731059
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731063
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731032
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730953
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730959
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730972
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730980
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730992
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730996
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731005
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731008
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731012
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731018
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Nennweite D Da Di L S Artikel-Nr.
[mm] [mm] [mm] [mm] [mm]

DN 100 144,5 114,3 109,7 30 20 730962 
ASME
DN¼" 25 6,35 4,57 27 18 730920 
DN⅜" 25 9,53 7,75 27 18 743697 
DN½" 25 12,7 9,4 27 18 730923 
DN¾" 25 19,05 15,75 27 18 730927 
DN 1" 50,5 25,4 22,1 27 18 730931 
DN 1½" 50,5 38,1 34,8 27 18 730935 
DN 2" 64 50,8 47,5 27 18 730939 
DN 2½" 77,5 63,5 60,2 27 18 730943 
DN 3" 91 76,2 72,9 30 21 744557 
DN 4" 119 101,6 97,38 30 21 744396 

Bundstutzen

L

S

D

Di

Da

Nennweite D Da Di L S Artikel-Nr.
[mm] [mm] [mm] [mm] [mm]

DIN
DN 08 25 10 8 27 18 730360 
DN 10 25 12 10 27 18 730366 
DN 10 25 13 10 27 18 744391 
DN 15 50,5 19 16 27 18 730372 
DN 20 50,5 23 20 27 18 730374 
DN 25 50,5 29 26 27 18 730380 
DN 32 64 35 32 30 18 730382 
DN 40 64 41 32 30 21 730386 
DN 50 77,5 53 50 30 21 730390 
DN 65 91 70 66 30 21 730392 
DN 80 106 85 81 30 20 730396 
DN 100 130 104 100 30 20 730368 
ISO
DN 08 25 13,5 10,3 27 18 730294 
DN 10 50,5 17,2 14 27 20 730298 
DN 15 50,5 21,3 18,1 27 20 730310 
DN 20 50,5 26,9 23,7 27 20 730318 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730962
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730920
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743697
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730923
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730927
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730931
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730935
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730939
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730943
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744557
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744396
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730360
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730366
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744391
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730372
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730374
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730380
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730382
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730386
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730390
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730392
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730396
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730368
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730294
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730298
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730310
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730318
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Nennweite D Da Di L S Artikel-Nr.
[mm] [mm] [mm] [mm] [mm]

DN 25 50,5 33,7 29,7 27 18 730325 
DN 32 64 42,4 38,4 30 20 730331 
DN 40 64 48,3 44,3 30 21 730341 
DN 50 77,5 60,3 56,3 30 21 730345 
DN 65 91 76,1 42,1 30 21 730349 
DN 80 106 88,9 84,3 30 20 730355 
DN 100 144,5 114,3 109,7 30 20 730302 
ASME
DN¼" 25 6,35 4,57 27 18 730263 
DN⅜" 25 9,53 7,75 27 18 743696 
DN½" 25 12,7 9,4 27 18 730267 
DN¾" 25 19,05 15,75 27 18 730271 
DN 1" 50,5 25,4 22,1 27 18 730274 
DN 1½" 50,5 38,1 34,8 27 18 730278 
DN 2" 64 50,8 47,5 27 18 730282 
DN 2½" 77,5 63,5 60,2 27 18 730286 
DN 3" 91 76,2 72,9 30 21 744525 
DN 4" 119 101,6 97,38 30 21 744390 

Nutblinddeckel

L

D

Nennweite D L Artikel-Nr.
[mm] [mm]

DIN
DN 08 25 6 731398 
DN 10 25 7 731399 
DN 15 50,5 7 744455 
DN 20 50,5 7 744457 
DN 25 50,5 7 731401 
DN 32 64 10 744458 
DN 40 64 10 744459 
DN 50 77,5 10 744461 
DN 65 91 10 744463 
DN 80 106 10 744465 
DN 100 130 10 744643 
ISO
DN 08 25 6 731351 
DN 10 50,5 7 731354 
DN 15 50,5 7 731364 
DN 20 50,5 7 731368 
DN 25 50,5 7 731374 
DN 32 64 10 731378 
DN 40 64 10 731384 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730325
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730331
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730341
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730345
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730349
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730355
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730302
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730263
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743696
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730267
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730271
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730274
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730278
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730282
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730286
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744525
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744390
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731398
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731399
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744455
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744457
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731401
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744458
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744459
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744461
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744463
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744465
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744643
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731351
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731354
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731364
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731368
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731374
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731378
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731384
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Nennweite D L Artikel-Nr.
[mm] [mm]

DN 50 77,5 10 731388 
DN 65 91 10 731392 
DN 80 106 10 731395 
DN 100 144,5 10 731358 
ASME
DN¼" 25 6 743700 
DN⅜" 25 6 743699 
DN½" 25 6 743698 
DN¾" 25 6 731345 
DN 1" 50,5 7 743866 
DN 1½" 50,5 7 731347 
DN 2" 64 10 743867 
DN 2½" 77,5 10 744445 
DN 3" 91 10 744447 
DN 4" 119 10 744449 

Bundblinddeckel

L

D

Nennweite D L Artikel-Nr.
[mm] [mm]

DIN
DN 08 25 6,2 731327 
DN 10 25 6,2 744418 
DN 15 50,5 6,2 744421 
DN 20 50,5 6,2 744423 
DN 25 50,5 6,2 731335 
DN 32 64 6,2 744425 
DN 40 64 6,2 744427 
DN 50 77,5 6,2 744428 
DN 65 91 10 744430 
DN 80 106 10 744432 
DN 100 130 10 744420 
ISO
DN 08 25 6,2 731280 
DN 10 50,5 6,2 731284 
DN 15 50,5 6,2 731292 
DN 20 50,5 6,2 731296 
DN 25 50,5 6,2 731301 
DN 32 64 6,2 731305 
DN 40 64 6,2 731311 
DN 50 77,5 6,2 731315 
DN 65 91 10 731319 
DN 80 106 10 731323 
DN 100 144,5 10 744416 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731388
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731392
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731395
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731358
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743700
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743699
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743698
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731345
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743866
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731347
https://products.burkert.com/?medium=datasheet&type=BBS05&id=743867
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744445
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744447
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744449
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731327
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744418
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744421
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744423
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731335
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744425
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744427
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744428
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744430
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744432
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744420
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731280
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731284
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731292
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731296
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731301
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731305
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731311
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731315
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731319
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731323
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744416
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Nennweite D L Artikel-Nr.
[mm] [mm]

ASME

DN¼" 25 6,2 731262 
DN⅜" 25 6,2 744406 
DN ½" 25 6,2 731264 
DN¾" 25 6,2 731266 
DN 1" 50,5 6,2 731268 
DN 1½" 50,5 6,2 731270 
DN 2" 64 6,2 731272 
DN 2½" 77,5 6,2 731274 
DN 3" 91 10 731276 
DN 4" 119 10 744415 

Klammer

Hinweis:
Je nach Wunsch mit Flügelmutter oder mit Sechskantmutter

L

ø C

ø 
D

C D L Artikel-Nr. 
Variante 

mit Flügelmutter

Artikel-Nr. 
Variante 

mit Sechskantmutter
[mm] [mm] [mm]

25 130 64 731146  749162 
34 130 68 731150  749163 
50.5 154 93 731164  749164 
64 180 108 731172  749165 
77.5 190 125 731174  749166 
91 200 139 731176  749167 
106 220 144 731178  749168 
119 240 171 731144  749169 
130 240 171 731154  749170 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731262
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744406
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731264
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731266
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731268
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731270
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731272
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731274
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731276
https://products.burkert.com/?medium=datasheet&type=BBS05&id=744415
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731146
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749162
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731150
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749163
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731164
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749164
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731172
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749165
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731174
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749166
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731176
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749167
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731178
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749168
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731144
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749169
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731154
https://products.burkert.com/?medium=datasheet&type=BBS05&id=749170
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O-Ring

Nennweite Artikel-Nr.  
EPDM

Artikel-Nr.  
FEP

DIN
DN 08 730356  730358 
DN 10 730369  730371 
DN 15 730412  730414 
DN 20 730460  730462 
DN 25 730497  730499 
DN 32 730546  730548 
DN 40 730573  730575 
DN 50 730606  730608 
DN 65 730647  730649 
DN 80 730678  730680 
DN 100 730389  730391 
ISO
DN 08 730983  auf Anfrage

DN 10 731004  731006 
DN 15 731058  731060 
DN 20 731101  731103 
DN 25 731141  731143 
DN 32 731187  731189 
DN 40 731216  731218 
DN 50 731267  731269 
DN 65 731287  731289 
DN 80 731310  731312 
DN 100 731031  731033 
ASME
DN¼" 730750  730752 
DN⅜" 730356  730358 
DN½" 730766  730768 
DN¾" 730792  730794 
DN 1" 730811  730813 
DN 1½" 730837  730839 
DN 2" 730867  730870 
DN 2½" 730890  730892 
DN 3" 730913  730915 
DN 4" 730938  730940 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730356
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730358
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730369
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730371
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730412
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730414
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730460
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730462
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730497
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730499
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730546
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730548
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730573
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730575
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730606
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730608
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730647
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730649
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730678
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730680
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730389
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730391
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730983
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731004
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731006
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731058
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731060
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731101
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731103
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731141
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731143
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731187
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731189
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731216
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731218
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731267
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731269
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731287
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731289
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731310
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731312
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731031
https://products.burkert.com/?medium=datasheet&type=BBS05&id=731033
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730750
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730752
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730356
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730358
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730766
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730768
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730792
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730794
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730811
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730813
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730837
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730839
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730867
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730870
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730890
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730892
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730913
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730915
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730938
https://products.burkert.com/?medium=datasheet&type=BBS05&id=730940
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5. Bestellinformationen
5.1. Bürkert eShop

Bürkert eShop – Bequem bestellt und schnell geliefert

Sie möchten Ihr gewünschtes Bürkert-Produkt oder Ersatzteil schnell finden und direkt 
bestellen? Unser Onlineshop ist rund um die Uhr für Sie erreichbar. Melden Sie sich gleich 
an und nutzen Sie die Vorteile.

Jetzt online einkaufen

5.2. Bürkert	Produktfilter

Bürkert	Produktfilter	-	Schnell	zum	passenden	Produkt

Sie möchten anhand Ihrer technischen Anforderungen einfach und bequem selektieren? 
Nutzen Sie den Bürkert Produktfilter und finden Sie unseren passenden Artikel für Ihre 
Anwendung.

Jetzt	Produkte	filtern

5.3. Bestelltabelle

Hinweis:
Weitere Informationen entnehmen Sie dem Kapitel „4.	Abmessungen“	auf	Seite	4. 

https://products.burkert.com/?medium=datasheet&type=BBS-05
https://www.burkert.com/ds-shop
https://country.burkert.com?url=ds-productfilter
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