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burkert

FLUID CONTROL SYSTEMS

Type 6027
2/2-way solenoid valve

Address

Burkert Fluid Control Systems
Christian-Burkert-Str. 13-17
D-74653 Ingelfingen

Tel. +49 (0)7940 10-91 1M
E-mail: info@burkert.com
International: country.burkert.com

Manuals on the Internet: country.burkert.com

Fluid Type and Fluid/Ambient Temperatures:

Valve Suffix (Seal Power Fluid Temp. Ambient Temp. Fluids
Designation) [W] [°C] [°C]
6027 A (NC) AA, EA 17; 21; 85/8.5 +5...+80 -30...+55 Water
EF, FF 17; 21; 85/8.5 +5...+80 -10...+55 Water
EP 17; 21; 85/8.5 +5...+80 -40...+55 Water
EF, FF 17; 21; 85/8.5 ...+140 -10...+55 Steam
EP 17 ...+180 -40...+55 Steam
EP 21; 85/8.5 ...+140 -40...+55 Steam
AA, EA 17; 21; 85/8.5 -30...+120 -30...+55 Air, Inert Gas and Hydrogen
EF 17; 21; 85/8.5 -10...+140 -10...+55 Air and Inert Gas
EP 17 -40...+180 -40...+55 Air, Inert Gas and Oxygen
EP 21; 85/8.5 -40...+140 -40...+55 Air, Inert Gas and Oxygen
FF 17; 21; 85/8.5 -10...+140 -10...+55 Air, Inert Gas and Oxygen
6027 B (NO) AA, EA 44/6.5 +5...480 -30...+70 Water
AA, EA 19; 25 +5...+80 -30...+55 Water
EF, FF 44/6.5 +5...+80 -10...+70 Water
EF, FF 19; 25 +5...+80 -10...+55 Water
EP 44/6.5 +5...+80 -40...+70 Water
EP 19; 25 +5...+80 -40...+55 Water
EF, FF 45/6.5 ...+140 -10...+70 Steam
EF, FF 19; 25 ...+140 -10...+55 Steam
EP 19 ...+180 -40...+55 Steam
EP 44/6.5 ...+140 -40...+70 Steam
EP 25 ...+140 -40...+55 Steam
AA, EA 44/6.5 -30...+120 -30...+70 Air, Inert Gas and Hydrogen
AA, EA 19; 25 -30...+120 -30...+55 Air, Inert Gas and Hydrogen
EF 44/6.5 -10...+140 -10...+70 Air and Inert Gas
EF 19; 25 -10...+140 -10...+55 Air and Inert Gas
EP 19 -40...+180 -40...+55 Air, Inert Gas and Oxygen
EP 44/6.5 -40...+140 -40...+70 Air, Inert Gas and Oxygen
EP 25 -40...+140 -40...+55 Air, Inert Gas and Oxygen
FF 44/6.5 -10...+140 -10...+70 Air, Inert Gas, Oxygen and Natural Gas
FF 19; 25 -10...+140 -10...+55 Air, Inert Gas, Oxygen and Natural Gas
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