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burkert

FLUID CONTROL SYSTEMS

Type 6213 EV
Device description

Address

Burkert Fluid Control Systems
Christian-Burkert-Str. 13-17
D-74653 Ingelfingen

Tel. +49 (0)7940 10-91 1M
E-mail: info@burkert.com
International: country.burkert.com

Manuals on the Internet: country.burkert.com

Important information for devices with UL approval

Fluid Type and Fluid/Ambient Temperatures:

Orifice Size [inch]; ([(mm])  Fluid Temperature [°C]

Ambient Temperature [°C] Fluid Type

-30...+120 -30...+55 Dry Air, Inert Gas
¥, Vo, ¥a, 1; (10,13, 20, 25)
0...+100 0...+55 Water
-30...+120 -30...+70 Dry Air, Inert Gas
%, V2, ¥a;" (10,13, 20)"
0...+100 0...+70 Water
-30...+100 -30...+55 Dry Air, Inert Gas
1Y or %; (40)
0...+100 0...+55 Water

Observe direction of flow:

The arrow on the body indicates the direction of flow (no function in opposite flow direction).

" For coil designation AC10 37DA, AC10 21DA, AC19 40EA, AC19 25EA, AC19 19EA (Kick and Drop rated 44 W/6.5W and 20 W/2W) only.
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